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• Dimension   6x4" - 95x155mm 

• Composition  Polycarbonate Cone - Steel Basket 

• Suspension   Butylic Rubber 

• Power   100 Watt MAX 

• Freq. Response  80Hz - 20 KHz 

• Sensitivity   88 dB (1W/1mt)* 

• Impedance   4 

• Voice Coil   25mm (1") 

• Mounting Dimenions Hole Ø: 145x90mm - Depth: 43mm 

 


