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Multimodul™ connectors, pitch 2.5 mm
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Empty Multimodul™ housing for reception of crimp
contacts, for indirect mating
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Environmental conditions

Temperature range

-40 °C/+130 °C - 3823 .. 00
-40 °C/+120 °C - 3823 .. 30"

1 upper limit temperature (insulating body) RTI (electrical) of the UL Yellow Card

BT
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i Materials
0
xb Insulating body PBT GF, V-0 according to UL94 -
= 3823..00

PA GF, V-0 according to UL94 -
3823..30"

130: component glow wire resistant (GWT 750 °C), testing acc. to |EC 60695-2-11, assessment acc.

to IEC 60335-1 (flame <2's)

Mechanical data

Further data see suitable crimp contact
o proposed keyings on request
ha) OOodo0oaon
A 5 -
O ~N
[ Electrical data (at Tams 20 °C)
v v
Rated current 50A (Tu30°Q)
e 2,5A (Tu70 °C)
*C e Rated voltage 200 V AC (every chamber
F equipped)
325V AC (every other chamber
‘B’ equipped)
Material group Illa (CTl = 250)"
Creepage distance 2,15 mm
Clearance 1,90 mm
. . . - . Insulation resistance >1GQ
*a keying nose; 2 and 3 pole versions with additional options . .
N L Further data see suitable crimp contact
b guiderib
Tsee suitable crimp contact
Associated products
Counterparts
' 3850 Z 3851 3852
3853 Z 8385 A 01
Accessories
Z3MOo1G Z3Mo1G @Z3Mo1G
Z3Mo1L Z3MoiL @3MoiL
@Z3MO03G @Z31M03G @Z3MO03G
@Z31MO0o3L @Z31MOo3L @3Mo3L
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https://www.lumberg.com/en/products/product/3111 03 G
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Designation Pole Number PU (Pieces) MDQ (Pieces) Dimensions
A (mm) B (mm) C (mm) D (mm) E (mm) F (mm)
382302 2 250 2000 25 75 13/0.8*a 12 52 52
382303 3 250 2000 50 10.0 13/0.8*a 32 7.7 77
3823 04 4 250 2000 75 125 0.8 51 10.2 10.2
382305 5 250 2000 10.0 15.0 0.8 51 124 2.7
3823 06 6 250 2000 125 175 08 51 149 152
382307 7 250 2000 15.0 200 0.8 51 174 177
382308 8 250 2000 17.5 225 0.8 51 199 202
382309 9 250 2000 20.0 25.0 0.8 51 224 22.7
382310 10 250 2000 225 275 0.8 51 249 252
3823 M il 250 2000 250 30.0 0.8 51 274 277
382312 12 250 2000 275 325 0.8 51 299 302
382313 13 250 2000 30.0 35.0 0.8 51 324 327
382314 14 250 2000 325 375 0.8 51 349 352
382315 15 250 2000 35.0 40.0 0.8 51 374 377
382316 16 250 2000 375 425 0.8 51 399 402
382317 7 250 2000 40.0 45.0 0.8 51 424 427
382318 18 250 2000 425 475 0.8 51 449 452
382319 19 250 2000 450 50.0 0.8 51 474 477
382320 20 250 2000 475 525 0.8 51 499 50.2

Designation to be completed by further details (e.g. for keying, color or material options).

Packaging:
in bulk, in a cardboard box
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