CONNECTORS, LOCK NUTS - TYPE LNO & LN 123

Connectors, lock nuts
Type LNO & LN

Type LNO - Divisible connector straight, one-piece, metric thread

X L Thread Overall
Order no. Thread Fits to conduit size length length
black metric NwW Metric (mm) (mm)
BLNO-M160 M16x 1.5 10 12 13.0 37.5
BLNO-M162 M16x 1.5 12 16 13.0 39.5
BLNO-M202 M20x 1.5 12 16 13.0 39.5
w BLNO-M207 M20x 1.5 17 20 13.0 435
BLNO-M257 M25x 1.5 17 20 14.0 44.5
BLNO-M253 M25x 1.5 23 25 14.0 52.5
BLNO-M323 M32x 1.5 23 25 17.0 56.0
BLNO-M329 M32x 1.5 29 32 17.0 61.0
BLNO-M409 M40x 1.5 29 32 21.0 65.0
BLNO-M406 M40x 1.5 36 40 22.0 74.5
BLNO-M508 M50x 1.5 48 50 22.0 80.5
Divisible connector straight, one-piece, metric thread
Compatible with PMA standard, slit and divisible conduits with standard nominal widths
Inindustries, plant construction, machine building as well as in house and electrical installations
For retrofit installation or repair
IP54
Special: Push-in installation of conduit into pre-installed fitting also possible
Type LN - Divisible lock nut, metric thread
Wrench
Order no. Thread size Width
black metric Fits with divisible connector (mm) (mm)
LN BLN-M16 M16x 1.5 BLNO-M160 BLNO-M162 22.0 8.0
BLN-M20 M20x 1.5 BLNO-M202 BLNO-M207 26.0 8.0
BLN-M25 M25x 1.5 BLNO-M257 BLNO-M253 32.0 9.0
BLN-M32 M32x 1.5 BLNO-M323 BLNO-M329 41.0 12.0
BLN-M40 M40x 1.5 BLNO-M409 BLNO-M406 50.0 15.0
W BLN-M50 M50x 1.5 BLNO-M508 60.0 15.0

Compatible with divisible PMA connectors, type BLNO
For retrofit installation or repair
Temperature range: -40°C to +100°C, short-term: +130°C



