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o PartNo.| Article No. | A
7 ; 40992 | 8GBO7v40992 | 4.8
u S ‘ 42275 | 8GBO7V42275 | 6.0
ﬁ 40993 | 8GB0O7v40993 | 6.4
41329 | 8GBO7v41329 | 8.0
40994 | 8GB07V40994 | 9.5
42224 | 8GBO7v42224 | 10.0
< RELEASE TAB 42705 | 8GBO7V42705 | 12.0
oy 40995 | 8GBO7v40995 | 12.7
T 42635 | 8GBO7v42635 | 14.0
L - 40996 | 8GB0O7V40996 | 15.9
L] 4 L “ y 42636 | 8GB07v42636 | 16.0
ct — 17.8 - ~ 17.8 / 40997 | 8GBO7V40997 | 19.1
o / 40998 | 8GBO7V40998 | 22.2
Notes TAPE 17.0*17.0A*1.0MM 40999 | 8GBO7v40999 | 254
1.Material: PA66 UL94 V2+TAPE; 41000 | 8GBO7V41000 | 28.6
2.Color: Natural;
3.RoHS Compliant; DREMEC Befestigungselemente GmbH DATE | 2020.03.16 DIMENSION | TOLERANCE
4.Top Hole: @4.0£0.08mm, TITLE PUSH SPACER ON ADHESIVE BASE SCALE FIT L=4 1040
Panel Thickness: 1.57mm.
ARTICLENO,| 8GBO7V40992 | MOLDNO. S0472 DRAW F UNIT MM 4<L515 020
PART NO. SEE TABLE MATERIL |  SEENOTES | DESIGN F | VERSION A0 15<L <50 030
DWG NO. E4090 COLOR | SEENOTES  [APPROVAL | FDL VIEW g} 7 | so<L=to0 1040




