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Notes:
1.RoHS Compliant;
2.Top Hole: @3.180.05mm,
Panel Thickness: 1.57mm;
3.Bottom Hole: @4.75+0.08mm,
Panel Thickness: 1.5-1.6mm.
Part No. Part Name PartNo. [ Part Name | PartNo. Part Name |[PartNo.| Part Name A
/ / 40618 |8G820V40618| 40619 | 8G820V40619 | 41976 | 8G820V41976| 6.4
/ / 40620 |8G820V40620| 43134 | 8G820V43134 | 41977 |8G820V41977| 7.9
42438 | 8G820V42438 | 40621 | 8G820V40621| 41422 | 8G820V41422 | 41978 | 8G820V41978| 9.5
/ / 40622 |8G820V40622| 43135 |8G820V43135 | 41979 |8G820V41979(11.1
/ / 40623 |8G820V40623| 40624 [8G820V40624 | 41980 | 8G820V41980|12.7
/ / 40625 |8G820V40625| 43136 [8G820V43136 | 41981 | 8G820V41981(14.3
/ / 40626 |8G820V40626| 43137 |8G820V43137 | 41982 | 8G820V41982|15.9
Material: PA66 UL94 V2 Material: PA66 UL94 V2 Material: PA66 UL94 V2 Material: PA66 UL94 VO
Color: Red Color: Natural Color: Black Color: Natural
DREMEC Befestigungselemente GmbH DATE |2020.03.21 DIMENSION | TOLERANCE
TITLE CUPPED REVERSE LOCKING CIRCUIT BOARD SUPPORT SCALE FIT L4 10.10
PARTNAME| 8G820V40618 | MOLDNO. S0375 DRAW PLK UNIT MM 4<L=15 +0.20
PART NO. SEE TABLE MATERIAL SEE TABLE DESIGN PLK VERSION A0 15<L=50 10.30
DWWG NO. E4043 COLOR SEETABLE | APPROVAL |  FDL VEW | €D =1 | 50<L=100 1040




