Part No. Part Name Part No. Part Name A
42409 | 8G519V42409 41405 8G519V41405 9.5 Notes:
42410 8G519V42410 41406 8G519V41406 12.7 1 Material:PA66 UL94 V2:
42411 | 8G519V42411 41407 8G519V41407 15.9 2.Color:Natural;
42412 | 8G519v42412 | 41408 8G519V41408 19.1 3.RoHS Compliant;
42413 | 8G519v42413 | 41409 8G519v41400 | 22.2 4.Hole:24.0£0.08mm,
Panel Thickness:1.57mm:;
42414 | 8G519V42414 41410 8G519V41410 25.4
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DREMEC Befestigungselemente GmbH DATE | 2020.03.22 DIMENSION TOLERANCE
TME | LOCKING CIRCURT BOARD SUPPORT THREADED FEMALE | SCALE FIT L=4 £0.10
PARTNAME| 8G519V42409 | MOLDNO. S0611 DRAW ZHR UNIT M 4<L=15 4020
PART NO. SEE TABLE MATERIAL |  SEENOTES DESIGN ZHR | VERSION A) 1550 4030
DWG NO. E4170 COLOR SEENOTES | APPROVAL |  FDL VIEW {} " 50<L=100 4040




