Rating Input [12-24vV DC Mounting Hole
Output 2 Port USB 5V-2.4A/2.4A 36.8°03

Contact Resistance 50m ohm Max. i

Insulation Resistance  |DC 500V 100M ohm Min. m1m

Operation Temperature |[-20°C~+45°C N

Storage Temperature  |-20°C~+60°C ¥ Thickness:1.0~5.5mm

*Materials:
Frame: Black,Nylon 66 (94V-2)

Terminals : Nickel plated brass .
Water proof sealing cap.
*Sealed: Standard socket provides to IP64.
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