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Height Above Footprint Thermal Performance at Typical Load
Standard PC Board Dimensions Mountin Solderable Mounting Matural Forced
PN in. (mm) in. (mm) Configuration  Tab Options Slyle Convection Convection
274-1A8 375 {9.5) 520(13.2)x 750(191)  Vert/Horiz. No Tab Mtg Hole 56°C @ 2W 2.0°C/W @ 400 LFM
274-1ABE-0 375 (9.5) 520 (13.2) x 750 {19.1) Vertical | Mtg Hole 56°C @ 2W B.0°C/W @ 400 LFM
274-1ABE-02 375 (9.5) 520 (13.2) x 750 {19.1) Vertical 02 Mtg Hole 567C @ 2W B0°C/W @ 400 LFM
274-2A8 500 (12.7) B20(13.2)x 750 (19.1)  Vert./Horiz. No Tab Mtg Hole 50°C @ 2W 7.0°CAW @ 400 LFM
274-2ABE-1 500 (12.7) 520 (13.2)x 750 {19.1) Vertical M Mtg Hole 50°C @ 2W T.0°C/W @ 400 LFM
274-20BE-02 500 (12.7) 520 (13.2) x 750 (19.1) Vertical 02 Mtg Hole 507C @ 2W T.0°CAW @ 400 LFM
274-208 .250 (6.4) 520(13.2)x 750(191)  Vert./Horiz. No Tab Mtg Hole G2°C @ 2W 3.0°C/W @ 400 LFM
274-3ABE- .250 (6.4) 520 (13.2) x 750 (19.1) Vertical 01 Mtg Hole 62°C @ 2W 90°CAW @ 400 LFM
274-3ABE-02 250 (6.4) 520 (13.2) x 750 (19.1) Vertical 02 Mtg Hole 62°C @ 2W 9.0°C/W @ 400 LFM
281-1AB 375 {9.5) 520 (13.2) x 750 {19.1) Vertical No Tab Mtg Hole 56°C @ 2W 8.0°CAW @ 400 LFM
281-2AB 800 (12.7) 520 (13.2) x 750 (19.1) Vertical No Tab Mtg Hole s0°C @ 2W 700N @ 400 LFM
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