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| 000

Notes:
Material Specification:

¥ Housing: Thermoplastic,
¥ Male Pin: Copper Alloy, Gold Plated.
¥ Shell & Latch & Spring: Matal

uL94v-0,

Black.

¥ Outer Mold: Thermoplastic, Black
Electrical Specification

*
*
*
*
¥

Contact Resistance:
[nsulation Resistance:

Voltage Proof

[ Oma

2. 5KV

100Ma

(Max.)
(Min.)

Rated Voltage: 250V D.C. or A.C.

Rated Current

4.0A

Mechanical Specification
¥ Durability: 500 Cycles.
Environmental Specification
¥ Waterproof Rate:

IP63.

¥ Termperature Range:

-20~+80°C
-20~+85°C

For PVC Cable
For PU Cable
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Green

White/Green

Orange

White/Orange

Pin 4

4 Pin

PU

PVC

MI2D-04BMMM-PLBEXX

PUR

MI2D-04BMMM-PLBDXX

PVC

MI2D-04BMMM-PLBBXX

MI2D-04BMMM-PLBAXX

Contacts

Cable Jacket

[tem No.

4 Pin

(Catbe)

Pin Assignments Front View

MI2D-04BMMM-PL8 X XX

XX:L=0~99Meters
Ol:L=IMeters
02:L=2Meters

99:1=99Meters

A:PCV UL25IT Cable,
B:PUR UL20549 Cable, Black
D:PCV UL25IT7 Cable, Black.
E:PU Cathe Cable, Black

Yellow.
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