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Miscellaneous cable glands -

Z (DIN 46320-C4-Ms with Seal ring No. 6 with additional strain relief)

Material Nickel plated brass @l'
Seal ring Soft rubber / Buna-N
Protection IP 54,
with thread seal ring IP 65
Operating Temperature 20 °C — 60 °C [-4°F — 140°F) (Soft rubber) gi -
.20 °C = 80 °C [-4°F — 176°F) (Buna-N| W =
Advice: 2
- Please see page 89 for suitable thread
seal ring
H oL
Number Number
AG >|(Z)|< GL H % Soft rubber Buna-N
mm mm mm mm -20°C-60°C -20°C-80°C
-4°F - 160°F -4°F-176°F
MI12x1,5 6-8 5 22 14/16 1.105.1200.50 1.105.1200.51
M16x1,5 8-10 5 25 18/19 1.105.1600.50 1.105.1600.51
M20x1,5 10-12 [¢) 26 22/22 1.105.2000.50 1.105.2000.51
M20x1,5 12-14 [¢) 27,5 22/24 1.105.2013.50 1.105.2013.51
M20x1,5 13-15 ¢} 28,5 24/26 1.105.2016.50 1.105.2016.51
M25x1,5 17-19 [¢) 33 30/33 1.105.2500.50 1.105.2500.51
M32x1,5 26-27 ) 36 39/42 1.105.3200.50 1.105.3200.51
M40x 1,5 33-35 7 41 50/52 1.105.4000.50 1.105.4000.51
M50x1,5 39-41 8 45 57/59 1.105.5000.50 1.105.5000.51
Mé63x1,5 43-45 9 48 66/64 1.105.6300.50 1.105.6300.51
» Accessories see page 73
Z (DIN 46320-C4-Ms with multiperforated seal ring No. 7 with additional strain relief) Metr.

Material Nickel plated brass
Seal ring Buna-N (multiperforated)
Protection IP 54,

with thread seal ring IP 65

Operating Temperature -20°C-80°C (-4°F - 176°F)
Advice:
- Please see page 89 for suitable thread
seal ring
AG 1ok GL H ©
mm mm mm mm

M16x1,5 6,5-10 5 25 18/19
M20x1,5 7,5-12 [¢) 26 22/22
M20x1,5 8,5-135 6 27,5 22/24
M20x1,5 105-15 6 28,5 24 /26
M25x1,5 13-20 ) 33 30/33
M32x1,5 19-28 [¢) 36 39/42
M40x 1,5 24-34 7 41 50/52
M50x 1,5 34-40 8 45 57/59
M 63 x 1,5 39-46 9 48 66/64

» Accessories see page 73
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AG

GL

Number

.105.1600.52
.105.2000.52
.105.2013.52
.105.2016.52
.105.2500.52
.105.3200.52
.105.4000.52
.105.5000.52
.105.6300.52

Dimensions and specifications may be changed without prior notice




