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M 16 x 1,5 4–8 8 23 45 5 19 1.313.1600.50 1.313.1601.50
M 16 x 1,5 2–6 8 23 45 5 19 1.313.1600.51 1.313.1601.51
M 20 x 1,5 6–12 9 30,5 57 7 24 1.313.2000.50 1.313.2001.50
M 20 x 1,5 5–9 9 30,5 57 7 24 1.313.2000.51 1.313.2001.51
M 25 x 1,5 13–18 11 40 73 10 33 1.313.2500.50 1.313.2501.50
M 25 x 1,5 9–16 11 40 73 10 33 1.313.2500.51 1.313.2501.51
M 32 x 1,5 18–25 11 51,5 91 14 42 1.313.3200.50 1.313.3201.50
M 32 x 1,5 13–20 11 51,5 91 14 42 1.313.3200.51 1.313.3201.51

NPT 3/8" 4–8 15 23 45 5 19 1.313.3800.70 1.313.3801.70
NPT 3/8" 2–6 15 23 45 5 19 1.313.3800.71 1.313.3801.71
NPT 1/2" 6–12 13 32,5 57 7 24 1.313.1200.70 1.313.1201.70
NPT 1/2" 5–9 13 32,5 57 7 24 1.313.1200.71 1.313.1201.71
NPT 1/2" (16) 10–14 13 31,5 59 8 27 1.313.1216.70 1.313.1217.70
NPT 1/2" (16) 7–12 13 31,5 59 8 27 1.313.1216.71 1.313.1217.71
NPT 3/4" 13–18 13 40 73 10 33 1.313.3400.70 1.313.3401.70
NPT 3/4" 9–16 13 40 73 10 33 1.313.3400.71 1.313.3401.71
NPT 1" 18–25 19 51,5 91 14 42 1.313.1000.70 1.313.1001.70
NPT 1" 13–20 19 51,5 91 14 42 1.313.1000.71 1.313.1001.71
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Dimensions and specifications may be changed without prior notice                                                                                                                                      Suitable accessories from page 73

AG                                                    GL               H                 L                                    Number                      Number
                                 mm                mm             mm             mm                               mm grey                           black

HSK-W Metr.

Material                                                                   Polyamide

Seal  / O-Ring                                                                 Buna-N

Protection                                                                      IP 68

Operating Temperature                           - 40 °C – 100 °C (- 40 °F – 212 °F)// Other sealing materials e.g. silicone upon request
// Other colors upon request

AG                                                    GL               H                 L                                    Number                      Number
                                 mm                mm             mm             mm                               mm grey                           black

HSK-W NPT

// Glands not fitted with O-Rings
// Other sealing materials e.g. silicone upon request
// Other colors upon request

Colors                                                                   grey (RAL 7035), black (RAL 9005)

Material                                                                   Polyamide

Seal  / O-Ring                                                                 Buna-N

Protection                                                                      IP 68

Operating Temperature                           - 40 °C – 100 °C (- 40 °F – 212 °F)

Colors                                                                   grey (RAL 7035), black (RAL 9005)

PLASTIC CABLE GLANDS


