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PLASTIC CABLE GLANDS

Material Polyamide VO according to UL 94

Seal Buna-N

P68 — 10 bar /1P 69K (NEMA 6 — 150 PSIG)

iy with additional O-Ring
N Operating Temperature -40°C-100°C (-40 °F - 212 °F)
N
Colors grey (RAL7035), block (RAL9005) ~ WEFT)= i block color

s

// With additional pre-ussembled 0-Ring upon request
// Suitable O-Ring on page 88
// Other sealing materials and colors upon request

AG Ak 6L H e Number Number
mm mm mm mm grey black
PG 9 3-6,5 8 21 19 1.591.0900.14 1.591.0901.14
PG 9 2-5 8 21 19 1.591.0900.15 1.591.0901.15
PG 11 4-8 8 22 22 1.591.1100.14 1.591.1101.14
PG 11 2-6 8 22 22 1.591.1100.15 1.591.1101.15
PG 13,5 5-10 9 25 24 1.591.1300.14 1.591.1301.14
PG 13,5 3-7 9 25 24 1.591.1300.15 1.591.1301.15
PG 16 6-12 10 27 27 1.591.1600.14 1.591.1601.14
PG 16 5-9 10 27 yij 1.591.1600.15 1.591.1601.15
PG 21 10-14 11 28 33 1.591.2100.14 1.591.2101.14
PG 21 7=12 11 28 33 1.591.2100.15 1.591.2101.15

“ Dimensions and specifications may be changed without prior notice Suitable accessories from page 73



