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METAL CABLE GLANDS

HSK-M-Multi Metr., PG, NPT

AG 6L

mm
M12x15 6,5
M16x15 6
M20x1,5 6
M25x1,5 7
M32x15 8
M40x15 8
M50x1,5 9
M63x15 10
P67 5
PG 9 6
PG 11 6
PG 13,5 6,5
PG 16 6,5
PG 16 6,5
PG 21 7
PG 29 8
PG 36 8
PG 42 9
PG 48 10
NPT 3/8" 15
NPT 1/2" 13
NPT 3/4" 13
NPT 1" 19

Suitable accessories from page 73
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Nickel plated brass ( € m @ m
Polyamide K ) w

Elostomer

0-Ring Buna-N
. P65/
izt P 68 10 bar possible with ideal fit
Operating Temperature -40°C—100°C (-40°F =212 °F)

// Other sealing materials e.g. silicone upon request

// INOX upon request

// Elongated threads upon request

// Installation instructions see page 152

// The inserts shown are samples, more seal inserts on page 86 or upon request

AG

Number Number Number Number
of holes of holes
xd xd
1.697.1299.50
4x1,4 1.697.1600.50 2x3  1.697.1601.50
6x3  1.697.2001.50 2x5  1.697.2003.50
4x6  1.697.2500.50 3x7  1.697.2501.50
6x6,5 1.697.3200.50 4x9  1.697.3201.50
7x9  1.697.4001.50 2x15  1.697.4003.50
1.697.5099.50
6x12  1.697.6301.50 3x18  1.697.6302.50
1.697.0799.01
4x1,4 1.697.0900.01 2x3  1.697.0901.01
2x4  1.697.1102.01 3x3  1.697.1101.01
3x4  1.697.1302.01 2x5  1.697.1303.01
x4 1.697.1602.01 6x4  1.697.1604.01
3x5,6 1.697.1606.01 2x6  1.697.1605.01
4x6  1.697.2100.01 3x7  1.697.2101.01
6x6,5 1.697.2900.01 4x9  1.697.2901.01
7x9  1.697.3601.01 2x15  1.697.3603.01
1.697.4299.01
6x12  1.697.4801.01 3x18  1.697.4802.01
4x1,4 1.697.3800.70 2x3  1.697.3801.70
3x4  1.697.1202.70 2x5  1.697.1203.70
dx6  1.697.3400.70 3x7  1.697.3401.70
6x6,5 1.697.1000.70 4x9  1.697.1001.70

Dimensions and specifications may be changed without prior notice



