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REV. DESCRIPTION DRAWN CHECKED APPROVED

A NEW RELEASES
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NOTES:
1. Material:

4.6 ref

Suggested size

Insulator: PAST With glass fiber
(UL94V-0 ONLY FOR BLACK/RED/GRAY).
Contact: Copper alloy.
2. Electrical performance
Current rating 3A.
Contact resistance: 20mQ maximum,
Insulation resistance: 1000MQ minimum,
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Section A-A

29 88 Dielectric withstanding voltage: 300V ACC(r.m.s),
- 3. Environment performance:
17.78 Temperature range: -40°C~+105°C.

4, Mechanical performance:
3.50 Mating force: 150g per pin maximum,
Withdrawal force: 30g per pin minimum,
. Recommend PCB thickness: l.6mm
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