mate® HVE Contact inserts 6 +©+2 | Size E16 | 660 V/16 A Housings from page 235

Contact insert 6 + © + 2 (delayed mating contacts)

Pin insert C146 10A006 102 3
with wire protection
for screw termination

(312)
54 158

Socket insert C146 10B006 102 3
with wire protection
for screw termination
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Pin layout Assembly instruction
Pin insert Socket insert Panel cut out (insert)
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Temperature (°C)

Curve a: 1.5 mm? screw contacts Curve b: 2.5 mm? screw contacts
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