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Hinwelse zur Anschlusstechnik
siehe Seife 7

remarks on the rerminarion
rechmigue see page 7

passende Kabelklemmen N 16 146 002X
suitable cable clamps see N 16 146 007X

Komponenten lose verpackt 1im Polybeutel
components loose in a poly bag

Characteristics

General Characteristics Standard Value

number of confacts 8

fermination fechnique Crimp

wire qauge 014 mm? - 25 mm?
AWG 26 - AWG 14

max insulafion diamafer 3.7 mm

cable clamping range /x5 - 12 mm

flammability UL 94 V-0

Electrical Characteristics Standard Value

rated voltage IEC 606641 50V

pollufion degree IEC 60664~ 3

installation (overvoltage) caftegory |[IEC 60664-1 3

material group IEC 60664~ /

rated impulse withstand voltage |IEC 60664-1 08 kV

rated current T_, = 40 °C 10 A

confact resistance IEC 60512-2-1 < 5 mQ

insulation resistance IEC 60512-3-1 > 10° Q

connector cafegory AEN[STTBZW/E/A%B[Z Cat 5Se

Climatical Characteristics Standard Value

climafic cafegory IEC 60068-1 LO 1 85 [ 2T

upper femperafure IEC 605712-11-9 +85 °C

lower femperature IEC 60512-11-10 -40 °C

Mechanical Characteristics Standard Value

mechanical operafion IEC 605712-9-1 >500 mating cycles

Materials Standard Value

shielding barrel zinc alloy

insulaftion material PC GF

confacts Cu/n (brass)

confact plafing Au (gold)
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H Abisolierldngen - 20 - Empfohlene Efhernef Konfekfionierung
stripping lengths recommended fthernel connection
min 9
contact nr.  |colour
% | orange/whife
7 green/white
| Kupferfolion sollfen sowelf e orunge
wie moglich erhalfen bleiben [, green
copper foils should remain 0 blue/white
as long as possible
6 brown/white
Schirmgeflecht
screening braid / blue
8 brown
Empfehlung Fixierung des umgeschlagenen Schirmgeflechts mit emmem Schrumpfschlauch
recommendation fix the furned over end of fthe screening braid with shrinking fube
Schrumpfschlauch
shrinking fube 9
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