or communication of the contents thereof are forbidden with-
damages All rights are reserved in the event of the grant of
a patent or the registration of the utility model or design
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zu Schadenersatz Alle Rechte fur den Fall der Patenterteilung

Weitergabe sowie Vervielfaltigung dieser Unterlage, Verwertung
oder Gebrauchsmuster-Eintragung vorbehalfen

und Mittellung ihres Inhalts nicht gestattet, soweif nicht
ausdricklich zugestanden Zuwiderhandlungen verpflichien

TRUSTED GLOBALLY General Characteristics Standard Value
F number of confacfs 2L+ PE
crimp
fermination fechnigue PCB (in cambination
with PCB adapter)
] e aoude 014 mm? - 25 mm?
AU AWG 26 - MWG 14
max Insulafion diameter 37 mm
; flammability UL 94 V-0
Electrical Characteristics Standard Value
rafed volfage IEC 60664~ 250V (UL/CSA 600 V)
pollufion degree IEC 60664~ 3
] installation (overvoltage) category |IEC 606641 3
material group IEC 6066L4-1 3b
o) rated impulse withstand voltage [IFC 606641 Lok
| T rated current T, = 40 °C 10 A
=y current carrying capacty IEC 60512-5-7 see derafing curve
— E confact resistance IEC 60512-2-1 <5 mQ
| insulation resistance IEC 60512-3-1 > 10° O
Climatical Characteristics Standard Value
climafic cafegory IEC 60068-1 LO 1125 110
upper femperafure IEC 60512-11-9 +125 °C
¢ lower fTemperafure IEC 60512-11-10  |-40 °C
Mechanical Characteristics Standard Value
>500 mating cycles/
mechanical operation IEC 60512-9-1 >7000 mating cycles
[ with special plating
Materials Standard Value
insert PC-GF
i confacts Cu/n (brass)
confact plating Ag (silver)/Au (gold)
color grey
Gewicht lerrechnet) | Calc WT . 38,1 Zul. Abw.[ Tolerances absta cale - -
|| - - ( ) Prifmal | Testdimension - <0 748 )‘ faletah | Sele 11 A _El-@
Teileindex | _Parfindexnumber. -m
T e | CUSTOMER DRAWING
Gez. [10.02.2016 _
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