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— = ﬂ confact resistance IEC 60512-2-1 <5 mQO
insulation resistance IEC 60512-3-1 > 10" O
Climatical Characteristics Standard Value
climatic caregory IEC 60068-1 LO 1125 1 721
upper femperafure IEC 60512-11-9 +125 °C
lower femperature IEC 60512-11-10 -40 °C
Mechanical Characteristics Standard Value
mechanical operafion IEC 60512-9-1 >500 mating cycles
Materials Standard Value
inserft PC-GF20
conftacfs Cu/Zn (brass)
confact plating Ag (silver)/Au (gold)
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