BLUSSARD

DIN 917

BN 634

Hex cap nuts
low type

Stainless steel A4

M10; M12: wrench size according to ISO on request

Article# dq e min. h s t min. t max.
1242172 M4 7,66 5,6 7 4,16 4,64
1242180 M5 8,79 7 8 4,96 5,44
1242199 M6 11,05 9 10 6,71 7,29
1242202 M8 14,38 12 13 9,21 9,79
1242210 M10 18,9 14 17 10,65 11,35
1242229 M12 21,1 16 19 13,15 13,85
1242237 M16 26,75 20 24 16,65 17,35
1242245 M20 32,95 25 30 20,58 21,42
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