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Technical Datasheet
tasker(] TSK 1161 - U.S.B. 2.0
FirestoP° |J AWM STYLE 2725 Cable \l(oHS3
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TwisteciP

Single Conductors Black/Red
’ I ° |

CATEGORY USB CablegSee Audio Catalogue)
APPLICATIONS Data transmission and premade cables on USB2.0

A: Transpareflame Retardant PVC Sheath.
Outer Diam. @ 4(%0,20) mm.

B: First Shield in O.F.C. tinned coppBeaid covering 100%
+ Drain Wire intied copper (7x0,13 mm).

C: Second Shield in Aluminum/ Mylapéacovering 125%

2x0.14 mm2 Conductors:

D: The two single conductors are imlavith PVC sheath and colored one
black and red. migd 1,05 £0,20) mm.
E: Stranded O.F.C. tinned copper Fdona7x0,16 mm.

Nom. Cross secttx9,14 mm?2.

1x2x0,08 mm?2 Stranded Pair:

F: The twisted pair is isolated witk sheath colored one White and one
Green. Diam. @3(80,20) mm.
G: Stranded O.F.C. tinned copper Foionatx0,13 mm.

Nom. Cross sectloi2x0,08 mm2.

MARKING tasker® TSK1161 28 AWG — UL — AWM Style 2725 O.F.C. U.SB0 Extra Flex
Cable 80°C V3IarestoP VW-1
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CUSTOM This product may be custom produced alsb.81Z.H. polymer, PE, PUR,
PRODUCTION with or without Metallic Armor.
Cable Properties
Standard USB 2.0
UL Style 2725
Max Rated Voltage 30V
Operative Temperature -20/+70°C
USE Indoor Interno Edificio INSTALLATION Fixed Fissa INFORMATION |X RoHS2 Compliant
Impiego| Outdoor Limited Esterno Limitato Posa Flexible Limited Flessibilita limitata Informazioni X Ver.B/10.03.16
Outdoor Esterno Dy namic (Drag Chain Mobile in Catena|
Outdoor Direct Burial Esterno Interrato Dynamic (Tiorg Mobile in Torsione
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