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NOTE The picture does not represent themamber of conductors
CATEGORY Braided Conductor Shielded Calffgee Data Network Catalogue)
APPLICATIONS Data transmission and Electronics

A: Blaclklame Retardant PVCsheath.
Outer cable di&n10,60 (x0,20) mm.
B: Braided Shielding O.F.C. Red Copper covering 85%.
C: Cores Insulation witHame Retardant PVC.
Core color codeoBn, Blue, Black, Yellow/Green, Red, White,
Yellow,Grey. Dia@.2,50 £0,20) mm.
D: Stranded O.F.C. Red Copper forrma2iéx0,20 mm.
Nom. Cross secix®,75 mm?2.

MARKING tasker® C8075 CPR 8x0,75 mm? O.F.C. - IMQ 0051-CPR-0966 — 2017 — Eca —
BRAIDED SHIELDED CABLE - Firestop® - Made Italy

Cable Properties

Conductor Resistance |21,93 Q/Km
Capacity Core/Core 110 pF/mt
Capacity Core/Shield | 220 pF/mt
Max Rated Voltage 49V
Operative Temperature | -20/+70°C

USE X Indoor Interno Edificio INSTALLATION [X Fixed Fissa INFORMATION X RoHS2 Compliant
Impiego| X Outdoor Limited Esterno Limitato Posa X Restricted Mobile Mobile Limitata Informazioni X Ver. A /26.05.17
Outdoor Esterno Mobile Mobile
Outdoor Direct Burial Esterno Interrato Mobile in @r@hain Mobile in Catena
. _ . ) AZIENDA ﬁ
Capitale Sociale € 100.000,00 i.v. Cod. Fisc. e P. VA 03835660154 -

w g CERTIFICATA | )
R.E.A. MI 975732 Reg. imprese MI 178864-5179-14 H UNI EN ISO %——eg
PEC: taskerpec@Iegalmail.it 9001



