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taskero TSK1002 — 2x1,50 mm2
Special Transparent Red and Black Flat Divisible Adio Cable

=== — LasKers TSK 1002

CATEGORY  Flat Speaker Cable(See Audio Catalogue)
APPLICATION Loudspeakers and Hi-Fi car systems

A: Soft transparent red — BI&¥YC sheath
Outer cable dirsiem 4,70x9,8040,20) mm.

B: Both conductor made of O.F.C. Red Copper, bothzegdith elementary
wires strandedeams and stranded again to create cores.
Formation 122x0,12 mm. Nominal cross section 2x1y5ar.

MARKING tasker® TSK 1002 2x1,50 mm? O.F.C. Speaker Cable
CUSTOM This product may be custom produced alsb.81Z.H. polymer, PE or PUR.
PRODUCTION

Cable Properties

Conductor Resistance 12,50 Q/Km
Max Rated Voltage 49V
Operative Temperature | -15/+70°C
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