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For your audio visual enjoyment d
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HDMI Cable Nylon Braided Metal Type
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Bring you immersive viewing experience
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Wide Compatibility

For all devices with standard HDMI interface

Output device —
Computer Game console Smart box

Monitor Projector

Display device




Updated HDMI V2.0 Ultra

4K*2K resolution,3D visual effect




Connect Laptop to Projector

For more efficient office




Audio and Video Synchronization

Enjoy ultimate sound feast

Ha bk aa Banis b =
3
g
8>
o S
(4 103
@ |0 i
-+ P =
== —— et || 2 ol e
01256
e & 5
0 o
k(3 | B L




Connect PS3/4 to HDTV
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rgonomie

Easier to handle




Different Mode
Different Experience

Extended mode

Two screens synchronized Two screens display different screens
Suitable for sharing and display Work/entertainment



Error-free Data Transmission
Multi-layer shielding ,resist EMI

| Pure copper

| Silver plated copper

| Aluminum foil

| Metal weave

| PVC jacket

| Nylon braid
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Gold Plated Connector

Anti-interference and durability

Zinc Alloy Metal Case

High-precision,abrasion resistant

Nylon-Fiber Woven

Provide better protection

......................................

LR i R e
‘‘‘‘‘

________________________________________

..............
e T, i, T, T e, e



TMDS Core Technology

Reduce electromagnetic interference(EMI)
increase signal transmission rate

Recovered
Input Streams T.M.D.S. Link Streams
(_/\_\T.M.D.S. transmitter T.M.D.S. receiver
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Multiple Lengths to Choose

Length 0.75-3m 5-10m 12-15m
Resolution 4K 60Hz 4K 30Hz 1080P 60Hz
Bandwidth 18Gbps | 10.2Gbps
Sample rates 1536KHz | 758KHz
Tone quality 32 audio channels | 8 audio channels

Display screen 21:9 cinemascope 16:9 aspect ratio




Product Parameters

Brand: Vention Shell: Zinc Alloy

Name: HDMI 2.0 Cable Jacket: PVC+Nylon Braided

Model: VAA-BO5 Shielding: Double Aluminum Foil + Metal Weave
Color: Black AWG: 30AWG/28AWG/26AWG

Version: HDMI2.0/HDMI1.4 OD: 7.4mm/8.2mm

Interface: Standard HDMI Length: 0.75m-15m

Connector: Gold-plated Warranty: 1 Year

Resolution: 4K 60Hz~1080P 60Hz Packing: PE Bag/Kraft Paper Box
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Length Art.No. EAN Code

0.75m VAA-B05-B075 6922794718685

Im VAA-B05-B100 6922794718692

1.5m VAA-B05-B150 6922794718708

2m VAA-B05-B200 6922794718715

3m VAA-B05-B300 6922794718722

5m VAA-B05-B500 6922794718739

8m VAA-B05-B800 6922794718746

10m VAA-B05-B1000 6922794718753

15m VAA-B05-B1500 6922794718777

Package Contents

HDMI Cable x 1

Packaging Information

Packing Dimension mm

Packing Weight kg

Carton Dimension 480*290*300mm(0.75-5m)/460*400*400mm(8m)/520*245*465mm(10-15m)
Carton Qty 100pcs(0.75m)/100pcs(1m)/80pcs(1.5m)/74pcs(2m)/50pcs(3m)/36pcs(5m)/28pcs(8m)/12pcs(10m),
Carton Weight 10kg(0.75m)

Package PE bag
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