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Adapter
Model: AK-AD-55
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Product code AK-AD-55

Product type Adapter

Ultra HD (4K) No

Full HD Yes

Directivity USB C -> VGA

Cable length 15 cm

The cable plug #1 USB Male connector type C

The cable plug #2 Female connector VGA

Version 3.1

Plated plugs Yes - nickel plated

Isolation material PVC

Cable diameter 6 mm

Material ABS

MTBF 100000 h

Temperature 5 - 50 °C

Package UniBag

Product size (L x W x H) 75 x 55 x 15 mm

Package size (L x W x H) 150 x 100 x 16 mm

Net weight 27.3 g

Gross weight 29.3 g

EAN code 5901720135322

Warranty 24 months

  

Description
The Akyga® AK-AD-55 converter is a product enables an easy connection of devices with a USB-C port to a monitor,
projector or any other equipment compatible with VGA technology. The adapter uses a VGA port in the standard supporting
full  HD resolution, and a USB C connector in version 3.1 offering an increased data transmission speed. The length of the
adapter cable is 15 cm. The W adapterze transfer danych występuje ty wko one stronę with USB C to VGA.


