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Product information

19 01 130

Round Nose Pliers with cutting edge
(Jewellers' Pliers)
DIN ISO 5743

● For gripping and manipulating fine wires, e.g. in jewellery work
● Ideal for cutting and bending activities, also in electronics
● For bending wire loops
● Precision-ground round jaws with fine, pointed tips
● Cutting edges additionally induction-hardened, cutting edge hardness

approx. 60 HRC
● Vanadium electric steel, forged, multi stage oil-hardened

General
Article No. 19 01 130
EAN 4003773034995
Pliers black atramentized
Head polished
Handles plastic coated
weight 73 g
Dimensions 130 x 52 x 33 mm
Standard DIN ISO 5743

Technische Attribute
Ø 2.2 mm
Ø 1.6 mm
8.0 mm
2.0 mm
1.0 mm
32.0 mm

Head width 13.5 mm

Classification
eCl@ss 5.1.4 21040301
ETIM 5.0 EC000834
ETIM 6.0 EC000834
proficl@ss 6.0 AAA005c004
UNSPSC 13.1 27112104

technical change and errors excepted
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