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6-1

UT-4 C PCV1,0-4,0 100

UT-4.2 C PCV1,0-1,5 100

UT-4.3.01 C PCV1,0-2,0 100

UT-4.3.02 B PCV1,0-2,0 100

UT-4.3.06 S PCV1,0-2,0 100

UT-4.4.01 C PCV1,0-4,0 100

UT-4.4.02 B PCV1,0-4,0 100

UT-4.4.04 SC PCV1,0-4,0 100

UT-4.4.05 SJ PCV1,0-4,0 100

UT-4.5.2 C PCV1,0-2,5 100

UT-4.5.4 C PCV2,0-4,0 100

UT-4.5.6 C PCV4,0-6,0 100

UT-4.6 C PCV1,0-4,0 100

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

Gasketing profiles

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks
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6-2

UT-4.7 C PCV2,0-5,0 100

UT-4.8.2 C PCV1,0-2,5 100

UT-4.8.4 C PCV2,0-4,0 100

UT-4.9.01 C PCV1,0-2,0 100

UT-4.9.02 B* PCV1,0-2,0 100

UT-4.9.03 S PCV1,0-2,0 100

UT-4.10.2 C PCV2,0-4,0 100

UT-3.8 C PCV6,0-8,0 100

UT-3.10 C PCV8,0-10,0 100

UT-2 C PCV1,7-2,3 25

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-3

UT-5 C EPDM2,0 100

UT-5.1 C EPDM3,0 100

UT-5.2 C EPDM1,5 100

UT-5.3 C EPDM5,0 100

UT-5.4 C EPDM4,0 100

UT-5.5 C EPDM5,0 100

UT-5.6 C EPDM6,5 100

UT-5.7 C EPDM3,0 100

Gasketing profiles

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks
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6-4

UT-30.1 C EPDM1,0-2,5 50

UT-30.4 C EPDM2,0-4,0 50

UT-30.2 C EPDM1,0-3,0 50

UT-35 C EPDM1,0-2,5 50

UT-35.1 C EPDM1,0-3,0 50

Gasketing profiles

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks
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6-5

UT-31 C
EPDM
PCV

1,0-4,0 50

UT-31.2 C
EPDM
PCV

1,0-4,0 50

UT-33.2 C EPDM1,0-2,0 50

UT-33.3 C EPDM1,0-2,5 100

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-6

8,9 11,8

11
,5

4,5

1
0
,2

UT-33.4 C EPDM1,0-2,5 100

UT-34 C
EPDM
PCV

1,0-2,0 100

UT-37 C EPDM0,8-2,5 50

UT-37.1 C EPDM2,0 50

UT-57A C EPDM2,0 50

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-7

UT-8 C EPDM1,0-4,0 25

UT-8.2 C EPDM1,5-3,0 25

UT-8.3 C EPDM
PCV

1,0-4,0 50

UT-8.4 C EPDM1,5-3,0 50

UT-8.5 C EPDM
PCV

2,0-5,0 50

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-8

UT-8.6.4 C EPDM2,0-4,0 25
19,2

UT-8.6.6 C EPDM4,0-6,0 25

UT-8.7 C EPDM1,0-3,5 25

UT-9.2 C
EPDM
PCV

1,0-2,5 50

UT-9.4 C
EPDM
PCV

2,5-4,0 50

UT-9.6 C
EPDM
PCV

4,0-6,0 50

UT-10.3 C
EPDM
PCV

6,0 100

UT-8.8 C EPDM3,5-5,0 3000

20,7

1
8

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-9

UT-70 C EPDM1,0-4,0 50

15,5

1
4
,5

UTB-1 C EPDM- 100

UTB-2 C EPDM1,5 5000

9

11
,5

3

7

1,5

UTB-9 C EPDM5,0-6,0 100

21,5

29,7

1
0

1
2

5,1

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-10

UT-26A C EPDM2,0-3,0 100

6,8

1
01
4
,8 UT-27 C EPDM1,8 50

UT-32 C EPDM1,0-3,0 50

UT-38 C EPDM1,0-2,0 50

UT-42 C EPDM0,5-1,5 50

UT-51 C EPDM1,0-3,0 50

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-11

UT-43 C
EPDM
PCV

1,0-2,0 100

UT-43B C EPDM1,0-2,0 102

UT-43.3 C
EPDM
PCV1,0-4,0 50

UT-43.4 C
EPDM
PCV

1,0-4,0 50

UT-43.5.2 C
EPDM
PCV

1,0-2,5 50

UT-43.5.4 C
EPDM
PCV

2,0-4,0 50

UT-43.5.6 C
EPDM
PCV

4,0-6,0 50

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles



6

www.roztocze.eu Gasketing profiles  |

6-12

UT-7 C PCV- 7x20m

UT-7.1 C PCV- 7x20m

UT-7.2 C PCV- 7x20m

UT-7.3 C PCV- 5x20m

UT-7.4 C EPDM- 100

UT-7.5 C EPDM- 1500

1
8

7.6

1
2

8.5

7
.51
3

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-13

UT-80 C EPDM1,0-3,0 50

UT-80.2 C EPDM1,0-2,0 100

UT-80.3 C EPDM1,0-2,5 100

UT-80.4 C EPDM1,0-3,0 100

3
3

2
2
,3

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-14

USRE-10.04 C EPDM- 125

USRE-15.03 C EPDM- 100

USRE-15.04 C EPDM- 100

USRE-20.04 C EPDM- 50

USDE-14.12 C EPDM- 40

USPE-05.03 5 3

C EPDM

10

C EPDM- 100UTK-10.12

C EPDM- 100USDE-15.15

C EPDM- 100UTK-10.11

10

1
2

9

1
5

15

10,3

11
,4

200

10

100

10

15

10/15

10

10

10

10

5

15

10

10

USPE-08.02 8 2

USPE-08.03

USPE-10.02

USPE-10.03

USPE-10.04

USPE-10.05

USPE-12.03

USPE-12.04

USPE-15.03

USPE-15.04

USPE-16.08

USPE-18.05

USPE-20.03

USPE-20.05

8

10

10

10

10

12

12

15

15

16

18

20

20

3

2

3

4

5

3

4

3

4

8

5

3

5

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Self-Adhesive Profile

No of gasket A
width [mm]

B
height [mm]
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6-15

UT-81.1 C EPDM
PCV

1,0-2,0 100

UT-81.2 C
EPDM
PCV

1,25-2,0 100

UT-82.2 C
EPDM
PCV

1,0-2,5 25

UT-82.4 C
EPDM
PCV

2,0-4,0 25

UT-82.6 C
EPDM
PCV

4,0-6,0 25

UT-81.3 C EPDM1,0-4,0 50

UT-81.4 C EPDM1,0-3,5 2500

15,7

1
4
,5

20

1
9
,5

18,4

1
4

UT-81.5 C EPDM1,0-2,5 100

UT-83 C EPDM1,0-2,5 3000

25,3

1
2

UTP-137 C EPDM- 100

31

11

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Gasketing profiles
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6-16

EPDM

US-838

US-838.2

US-838.3

US-838.4

US-838.5

US-838.6

US-838.7

US-838.8

US-838.9

US-838.10

3

3

4

4

4

4

4.5

5

5

6

A B C D E F

1

2

1.5

2

3

3

5

2

3

2.5

4

4

4

7.3

4

7

7

5

7

7

11.6

10.2

13.6

18

12.6

16

16

15

19

19

4.5

3

5

11

5

7

7

6

8

8

6

3

6

8.7

6

7

7

6

8

8

20

50

25

15

25

20

20

50

20

20

US-328

US-328.1

US-328

US-328.2

US-328

US-328.2

US-328.2

US-328.2

US-328.2

US-328.2

US-328

US-328.1

US-328.2

7,0

5,5

9,5

6,0

4,5

7,5

BH

EPDM C

MaterialSales unit [m]

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Assembly profile

Code Wedge

Wedge

Profile

Material ColourWedge

Notice:
strengthening frame profile should be ordered 
with the wedge
* wedge fixing tools to order with the manufacturer
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6-17

C EPDM- 100UTF-2

C EPDM3,0-4,5 100UTG-1

C EPDM- 100UTG-2

24

1
2

17,5

5,6

1
3
,5

20

15

1
0
,1

16,2

1
5
,8

11,3

C EPDM1,0-2,5 100UTF-1

13,9

1
3
,2

1
2
,1

8,3
4

C EPDM2,5-5,0 100UTGF-1

C EPDM- 100UTGF-2

15

2
3

3
5
,5

3,2

7,5

15
5,9

3
,8

9,5

1
4
,5

5,8

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

Gasketing profiles
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6-18

UT-32.EMV C EPDM*1,0-3,0 100

UT-38.EMV C EPDM*1,0-2,0 100

UT-57A.EMV C EPDM*2,0 100

8,6

6
,7

1
5
,8

2

2
1
,5 1
0
,7

11

16,3

1
3

UT-57B.EMV C EPDM*2,0 100

1
3

16,3

UT-33.3.EMV C EPDM*1,0-2,5 100

UT-42.EMV C EPDM*0,5-1,5 100

9
8

1
0

8

8

7
,2

1
5
,2

6
1,5

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

EMV gasketing material 

Sealing profiles with shielding electromagnetic interference / RFI signals.

* Soft-sponge rubber with conductive overall coating and steel spring core.
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6-19

UR-4.9.01 C1,0-2,0 100

UR-4.4.01 C
Hexflame
45-10001,0-4,0 100

UR-8.8 C PCV1,0-3,0 100

18

1
0
,8

UR-8.2 C EPDM1,5-3,0 100

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

Sealing profiles from UR group meets railway norm EN 45545-2

solid rubber (50,60,70 Shore A), classification R22/R23 HL3
sponge rubber (density 0,8 g / cm3), classification R22/R23 HL2

Sealing profiles from UR group
meets railway norm EN 45545-2

EPDM
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6-20

UR-8.10 C PCV1,0-4,0 100

UR-8.11 C PCV1,0-4,0 100

21,5

1
4

22

1
2
,3

UR-8.12 C PCV3,0-4,5

25

1
6

UR-8.9 C PCV2,0-3,5 100

20

1
5
,6

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

Sealing profiles from UR group
meets railway norm EN 45545-2

on request

Sealing profiles from UR group meets railway norm EN 45545-2

solid rubber (50,60,70 Shore A), classification R22/R23 HL3
sponge rubber (density 0,8 g / cm3), classification R22/R23 HL2
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6-21

UR-32 C EPDM1,0-3,0 100

UR-38 C EPDM1,0-2,0 100

UR-57A C EPDM2,0 100

UR-33.2 C EPDM1,0-2,0 100

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Design
(section of gasket) Code Colour Material

Clamping
range [mm] Sales unit [m]

Sealing profiles from UR group
meets railway norm EN 45545-2

Sealing profiles from UR group meets railway norm EN 45545-2

solid rubber (50,60,70 Shore A), classification R22/R23 HL3
sponge rubber (density 0,8 g / cm3), classification R22/R23 HL2
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6-22

UR-81.3 C PCV1,25-2,0

UR-43.3 C PCV1,0-4,0

UR-43.5 C PCV1,5-3,0

UR-80.5 C PCV1,0-2,0

17,7

1
4
,5

1
2
,7

10
2
1
,5

1
2
,6

3
3
,8
1
9
,8

13,2

15,9

3
3
,5

8,8

2
3

UR-43.6 C EPDM2,0-4,0 100

9,8

1
6
,6

2
7

C - black,  B - white,  S - gray,  SJ - bright gray ,  SC - dark gray 

* Time of delivery 5-6 weeks

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

Sealing profiles from UR group
meets railway norm EN 45545-2

on request

on request

on request

on request

Sealing profiles from UR group meets railway norm EN 45545-2

solid rubber (50,60,70 Shore A), classification R22/R23 HL3
sponge rubber (density 0,8 g / cm3), classification R22/R23 HL2
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6-23

UT-57A.VDI C EPDM2,0 50

UT-8.2.VDI C EPDM1,5-3,0 25

6,8

1
01
4
,8 UT-27.VDI C EPDM1,8 50

UT-32.VDI C EPDM1,0-3,0 50

UT-42.VDI C EPDM0,5-1,5 50

Design
(section of gasket)

Code Colour Material
Clamping

range [mm] Sales unit [m]

Sealing profiles according to VDI 6022

VDI 6022 - standard defining hygienic requirements for air handling units and air-conditioning units


