Standard fitting
stainless steel AISI-304

80

s, IP67/

ANACONDA STAINLESS STEEL AlISI-304 FITTINGS FOR ANACONDA SEALTITE

The stainless steel AISI-304 Anacondsa fittings can be used with all types of Anaconda Sealtite (except CNP). These fittings offer excellent

corrosion resistance and are mostly used in the off-shore, chemical and food industry. Because of the UL & CSA approvals the fittings are

also suitable for export projects outside Europe.

Material & Construction:

Construction: Stainless steel AISI-304 fitting,
consisting of 4 parts (counter nut, clamping ring,
ferrule and body).

Material: Counter nut and body are stainless
steel AISI-304 and the ferrule is from nickel
plated brass. Clamping ring and insert are from
PAG (red for ISO metric, blue for Pg and white for
NPT).

Special approvals: UL-514B and CSAC 222
(combined UL / CSA file # E 234207).

Suitable for use in hazardous environments
according NEC:

- Article 50110 (B) (2).

Class |, Division 2.
- Article 50210 (A) (2) and (B) (2).

Class Il, Division 1and 2.
- Article 50310 (A) (3) and (B).

Class Ill, Division 1and 2.
Temperature: -45 °C till +105 °C continuous.
(cable-hose fittings are -40 °C till +100 °C).
Protection class: IP 67 (dust-proof, water-tight),
with cable-hose fittings an IP 68 rate on the
switchbox can be obtained.
Colour: Metal coloured.

ISO straight fitting, male, stainless steel AISI-304 O g: @ @
i) .mmi THREAD  SEALTITE INT':'S; AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
W g ¢ IS0 SIZEUNCH) goocivm) A B C D E  PACKAGE NUMBER  (KG/100)
: M16 x 1,5 5/16" 83 35 12 27 - 24 10 812.015.9* 52
M20 x 1,5 5/16" 83 36 13 27 - 24 10 812.014.9* 55
-t . Zl M16x15  3/8" 102 35 12 27 - 24 10 8120169 48
" \, M20 x 1,5 3/8" 10,2 36 13 27 - 24 10 812.0179 51
}f{ Q | [” M20 x 1,5 1/2" 139 g7 | 18 | & - 27 10 812.020.9 59
ks M25x15  3/4" 185 40 15 36 - 36 5 8120258 79
c ! I E M32 x 15 1 238 46 15 46 - 46 S 812.032.9 175
M40x15  11/4" 318 52 16 54 - 52 2 812.0409 279
ISO 45° fitting, male, stainless steel AISI-304 O gu @ @
THREAD  SEALTITE INT’;":\'IAL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
ISO SIZE (INCH) BORE (MM) A B c D E PACKAGE NUMBER (KG/100)
M16 x 1,5 5/16" 83 23 12 27 | &8 | 22 10 812.415.9* 77
M20 x 1,5 5/16" 83 24 13 27 33 22 10 812.414.9* 78
: M16 x 1,5 3/8" 10,2 23 12 27 | &8 | 22 10 812.416.9 73
> M20 x 1,5 3/8" 10,2 24 13 27 33 22 10 8124179 74
M20 x 1,5 172" 88 25 13 30 33 27 10 812.420.9 10,5
M25x 15 3/4" 18,5 30 15 36 36 33 5 8124259 136

* Sizes 1/4" and 5/16" do not have UL / CSA approval.
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STANDARD FITTINGS, IP 67, STAINLESS STEEL AISI-304

ISO 90¢ fitting, male, stainless steel AISI-304 O & @
THREAD  SEALTITE INT";:“I\'I AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
Iso SIZE(INCH) pooc MM) A B C D E  PACKAGE NUMBER (K6/100)
M16 x 1,5 5/16" 83 32 12 27 42 22 10 812.915.9* 86
M20x15 5/16" 83 33 13 27 42 22 10 812.914.9* 88
M16 x 1,5 3/8" 10,2 32 12 27 42 22 10 812.916.9 82
® ] M20x15 3/8" 10,2 33 13 27 42 22 10 8129179 84
M20 x 1,5 172" 189 36 13 30 43 27 10 812.920.9 126
\‘ L M25x1,5 3/4" 18,5 43 15 36 48 33 5 812.925.9 19,2
¢ E
. | oXr<
ISO cable-hose fitting, male, stainless steel AISI-304 T costr
THREAD  SEALTITE CLAMPING DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
IS0 SIZE(INCH) RANGE(MM) o B | ¢ E F  PACKAGE  NUMBER  (KG/100)
M16 x 1,5 5/16" 4-8 57 12 27 24 18 10 812.715.9 82
M16 x 1,5 3/8" 4-8 57 12 27 24 18 10 8127169 78
M20 x 1,5 3/8" 6-102 57 12 27 24 22 10 812.717.9 SIS
M20x15 /2" 6-12 59 12 30 27 22 10 812.720.9 97
Pg straight fitting, male, stainless steel AISI-304 @ gk @
THREAD  SEALTITE INTMEII:II\'I AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
PG SIZEUNCH) goee'vw) A B  C D E PACKAGE  NUMBER  [KG/100)
PgM 5/16" 83 g9 | 12| 2/ - 24 10 810.012.9* 6
Pg13,5 5/16" 83 35 12 27 - 24 10 810.014.9* S]
TN e Pg 11 3/8" 02 8 12 27 - 24 10 8100119 56
\ 1 Pg13,5 3/8" 10,2 3% 12 27 - 24 10 810.013.9 56
W& ] l” Pg16 172" 139 37 13 30 = 27 10 810.016.9 6.3
Ie ! Pg 21 3/4" 185 40 15 36 - 36 ) 810.021.9 84
c I E Pg 29 1 238 46 15 46 - 46 S 810.029.9 25
Pg 36 11/4" 318 52 16 54 - 52 2 810.036.9 34,6
Pg 42 172" 368 56 18 63 - 60 2 810.0429 472
Pg 48 2" 478 66 20 77 - 74 2 810.048.9 72

* Sizes 1/4" and 5/16" do not have UL / CSA approval.
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STANDARD FITTINGS, IP 67, STAINLESS STEEL AISI-304

A |
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* Sizes 1/4" and 5/16" do not have UL / CSA approval.

SEALTITE FITTINGS 2019

Pg 90¢ fitting, male, stainless steel AISI-304 @ gn @
THREAD  SEALTITE INT':II:II\.I AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
PG SIZE (INCH) BORE(MM) A B C D E PACKAGE NUMBER (KG/100)
Pg 11 5/16" 83 32 12 27 42 22 10 810.912.9* g8
Pg 1 3/8" 10,2 32 12 27 42 22 10 8109119 89
Pg16 1/2" 139 36 13 30 43 27 10 810.916.9 158
Pg21 3/4" 18,5 43 15 36 48 33 5 810.921.9 216
Pg 29 1" 23,8 48 15 46 50 42 5] 810.929.9 858
NPT straight fitting, male, stainless steel AISI-304 T costR
THREAD  SEALTITE INTMEII:II:I AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
NPT SIZE(NCH) pocevm) | A B C D E  PACKAGE NUMBER  (KG/100)
1/2" NPT 5/16" 83 Sy IS 27 - 24 10 814.011.9* 6
1/2" NPT 3/8" 10,2 37 13 27 - 24 10 814.0129 56
1/2" NPT 1/2" 139 37 13 30 - 27 10 814.016.9 6,2
3/4" NPT 3/4" 18,5 40 15 36 - 36 ) 814.020.9 89
1" NPT 1" 238 46 15 46 - 46 S| 814.026.9 25
NPT 45¢ fitting, male, stainless steel AISI-304 @ gk @
THREAD  SEALTITE INTMEII:II\'I AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
NPT SIZEINCH) goccvm) | A B C D E  PACKAGE NUMBER  (KG/100)
1/2" NPT 5/16" 83 2s | B | 27 | &8 | 22 10 814.411.9* 83
1/2" NPT 3/8" 10,2 25 13 27 33 22 10 814.412.9 79
1/2" NPT /2" 139 25 | 18 | S0 | &8 | 27 10 814.416.9 10,7
3/4" NPT 3/4" 18,5 30 15 36 36 33 5 814.420.9 15,7



STANDARD FITTINGS, IP 67, STAINLESS STEEL AISI-304

NPT 90¢ fitting, male, stainless steel AISI-304 T costR
THREAD  SEALTITE INT";":" AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
NPT SIZE (INCH) BORE(MM) A B C D E PACKAGE NUMBER (KG/100)
1/2" NPT 5/16" 83 36 13 27 43 22 10 814.911.9* 13,7
1/2" NPT 3/8" 10,2 36 13 27 43 22 10 8149129 13,3
1/2" NPT 172" 139 36 13 30 43 27 10 814.916.9 14,6
3/4" NPT 3/4" 18,5 43 15 36 48 33 5 814.920.9 22
1" NPT 1" 23,8 48 15 46 59 42 5] 814.926.9 Silv
* Size 5/16" does not have UL / CSA approval.
o)<
ISO lock nuts, stainless steel AlSI-304 e cosT
MIN. DIMENSIONS IN MM
THREAD  glzeicr) NTERNAL o St T T TACKAGE  NUMBER  (K6/100)
M16 x 1,5 - - 32 - 20 - - 50 880.116.9 05
M20 x 1,5 - - 36 - 24 - - 50 880.120.9 07
M25x 1,5 - - 36 - 29 - - 25 8801259 11
M32 x 15 - - 46 - 35 - - 25 8801329 24
M40 x 1,5 - - 5 - 46 - - 5 880.140.9 816
M50 x 1,5 - - 5 - 60 - - 5 880.150.9 54
MB3 x 1,5 - - 6 - 70 - - 5 880163.9 6,2
. [OXr <
NPT lock nuts, stainless steel AISI-304 W costr
MIN. DIMENSIONS IN MM
THREAD  glzeick) NTERNAL S T PAcKAGE  NUMBER  (K6/t00)
NPT 1/2" = = al = |a| = | = 50 880.216.9 11
NPT 3/4" - - 45 - 32 - - 25 8802209 14
NPT 1" - - 6 - 38 - - 25 8802269 21
NPT 11/4" - - 65 - 48 - - 5 8802359 35
NPT 11/2" - - 7 - 55 | - | - 5 880.2409 5
NPT 2" - - 75 - 70 - - 5 8802509 88
i - , ()
NPT “tiger grip” locknut, stainless steel AISI-304 ~
MIN. DIMENSIONS IN MM
e SEATTE wiima,  CoESOON | smowo s oo
NPT 1/2" - - - - - - 100 880.316.9 05
NPT 3/4" - - - - - - 50 880.320.9 08
NPT 1" - - - - - - 50 880.326.9 18
NPT 11/4" - - - - - - 20 880.335.9 18
NPT 11/2" - - - - - - 20 880.340.9 2,2
NPT 2" - - - - - - 20 880.350.9 2.8
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Standard fittings, IP 67,

stainless steel AISI-316

) B

ANACONDA STAINLESS STEEL AlISI-316 FITTINGS FOR ANACONDA SEALTITE

The stainless steel AISI-316 Anaconda fittings can be used with all types of Anaconda Sealtite (except CNP) and offer a superior corrosion

resistance. These stainless steel Anaconda fittings are mostly used in the off-shore, chemical and food industry. Because of the UL & CSA

approvals the fittings are also suitable for export projects outside Europe.

Material & Construction:

Construction: Stainless steel AISI-316 fitting, consisting of 4 parts

(counter nut, clamping ring, ferrule and body).

Material: Counter nut and body are stainless steel AlSI-316 and the
ferrule is from nickel plated brass. Clamping ring and insert are from
PAG (red for ISO metric, blue for Pg and white for NPT).

Special approvals: UL-514B and CSAC 222

(combined UL / CSA (CUL) file # E 234207).

Suitable for use in hazardous environments according NEC:

Article 50110 (B) (2).

Class |, Division 2.

Article 50210 (A) (2) and (B) (2).

Class Il, Division 1and 2.

Article 50310 (A) (3) and (B).

Class I, Division 1and 2.

Temperature: -45 °C till +105 °C continuous.
Protection class: IP 67 (dust-proof, water-tight).
Colour: Metal coloured.

ISO straight fitting, male, stainless steel AlSI-316 O g: @ @
THREAD  SEALTITE INT";:;EAL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
ISO SIZEUNCH) goocivm) A B C D E  PACKAGE NUMBER  (KG/100)
M16 x 1,5 5/18" 83 s | 12 27 - 24 10 812115.9* 52
M20 x 1,5 5/16" 83 36 13 27 - 24 10 812114.9* 52
M16 x 1,5 3/8" 10,2 35 12 27 - 24 10 812116.9 4,8
M20 x 1,5 3/8" 10,2 36 13 27 - 24 10 8121179 48
M20 x 1,5 1/2" 139 g7 | 18 | & - 27 10 812120.9 5
M25x15 3/4" 18,5 40 15 36 - 36 5 8121259 79
c E M32 x 1,5 1 238 46 15 46 - 46 5 8121329 175
ISO 45¢ fitting, male, stainless steel AISI-316 O gx @ @
THREAD  SEALTITE INT’;:'ML DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
IS0 SIZE (INCH) BORE (MM) A B c D E PACKAGE NUMBER (KG/100)
M16 x 1,5 5/16" 83 23 12 27 33 22 10 812.215.9* 77
M20 x 1,5 5/16" 83 24 13 27 33 22 10 812.214.9* 78
; M16 x 1,5 3/8" 10,2 23 12 27 33 22 10 812.216.9 73
by M20 x 1,5 3/8" 10,2 24 13 27 33 22 10 812.2179 74
M20 x 1,5 1/2" 15} 25 | 18 | &0 | &8 | 27 10 812.220.9 10,5
M25x 15 3/4" 18,5 30 15 36 36 33 5 812.2259 136

* Sizes 1/4" and 5/16" do not have UL / CSA approval.
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STANDARD FITTINGS, IP 67, STAINLESS STEEL AISI-316

CTewe
ISO 90° fitting, male, stainless steel AISI-316 b gﬂ )
THREAD SEALTITE INT':II:II\.I AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
1SO SIZE (INCH) BORE(MM) A B C D E PACKAGE NUMBER (KG/100)
M16 x 1,5 5/16" 83 32 12 27 42 22 10 812.515.9* 8,6
M20 x 1,5 5/16" 83 33 13 27 42 22 10 812.514.9* 88
M16 x 1,5 3/8" 10,2 32 12 27 42 22 10 812.516.9 82
M20 x 1,5 3/8" 10,2 33 13 27 42 22 10 812.5179 84
M20 x 1,5 /2" 13,9 36 13 30 43 27 10 812.520.9 12,6
M25 x 1,5 3/4" 18,5 43 15 36 48 33 5 812.5259 19,2
CTCWwE
Pg straight fitting, male, stainless steel AISI-316 b gk ) @
THREAD SEALTITE INT";'F:'& AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
PG SIZE(INCH) poo- M) A B C D E  PACKAGE NUMBER  (KG/100)
Pg16 1/2" 13,9 37 13 30 - 27 10 810116.9 6,3
Pg 21 3/4" 18,5 40 15 36 - 36 5 8101219 84
Pg 29 1" 238 46 15 46 - 46 5 810129.9 25
CTCWwWeE
Pg 90¢ fitting, male, stainless steel AISI-316 =~ gk B
THREAD SEALTITE INT'::'I\'I AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
PG SIZEUNCH) gocevm) A B C D E  PACKAGE NUMBER  (KG/100)
Pg 13,5 5/16" 83 32 12 27 42 22 10 810.514.9* 98
Pg 13,5 3/8" 10,2 32 12 27 42 22 10 810.5139 89
Pg16 1/2" 13,9 36 13 30 43 27 10 810.516.9 15,3
ght fite - CTewe
NPT straight fitting, male, stainless steel AISI-316 W cosTR
THREAD SEALTITE INT";":" AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
NPT SIZE (INCH) BORE(MM) A B C D E PACKAGE NUMBER (KG/100)
1/2" NPT 5/16" 83 37 13 27 - 24 10 814111.9* 6
1/2" NPT 3/8" 10,2 37 13 27 - 24 10 8141129 56
1/2" NPT 172" 13,9 37 13 30 - 27 10 814116.9 6,2
3/4" NPT 3/4" 18,5 40 15 36 - 36 5 8141209 89
1"NPT 1" 238 46 15 46 - 46 5 814126.9 25
CEDE
NPT 90° fitting, male, stainless steel AISI-316 b g B
THREAD  SEALTITE INTME";\'I AL DIMENSIONS IN MM STANDARD  ARTICLE WEIGHT
NPT SIZE(INCH) poo- M) A B C D E  PACKAGE NUMBER  (KG/100)
1/2" NPT 5/16" 83 36 13 27 43 22 10 814.511.9* 13,7
1/2" NPT 3/8" 10,2 36 13 27 43 22 10 814.512.9 13,3
1/2" NPT /2" 13,9 36 13 30 43 27 10 814.516.9 14,6

* Sizes 1/4" and 5/16" do not have UL / CSA approval.
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