Crowfoot Wrench & Set

1031
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= Chrome vanadium alloy steel 120
= Chrome plated *T

N

Lw

Size Drive D T
KT NO. & &
mm squaré mm mm mm mm @ « Use to reach limit place with extension bar

1031-10R 10 3/8" 27.0 9.2 36.,5 17.1 12 /192 - Use with torque wrench and 90° extension bar,

1031-11R 11 3/8" 27.0 9.2 365 17.0 40 12/ 192 will not effectively change the torque value

1031-12R 12 3/8" 275 9.2 365168 40 12/192

1031-18R 13 3/8" 27.2 9.3 36,5 16.7 40 12/192

1031-14R 14 3/8" 29.8 9.6 42.0 200 42 12/192

1031-15R 15 3/8' 314 92 42019.2 44 12/192 KiNo, Seze Drve - D w 15k F®

mm square mm mm mm mm
1031-16R 16 3/8' 302 10.1 420 19.5 48 12/192 -
1031-17R 17 3/8' 340 114 456 235 68 12/192 UOSIECSIN 69§ AT IS SO AAE L S0 £90 A

TR T ST s U0 2 (5 [ 1031-34R 34 3/4' 566225845 380 345 12/60
1031-19R 19 3/8' 337 108 458 230 63 12/192 UOSIEEAR €9 SIAF 890 280 E4.9 SO0l 60 A /(L
1031-22R 22 1/2° 385 13.0 550 23.0 82 15/ 180 1031-36R 36 3/4" 556 225 84.5 390 315 12/60
103124R 24 1/2° 385 125550 24.5 74 15/ 180 1031-38R 38 3/4" 617230905 43.0 346 12/ 60

1031-26R 26 1/2° 425 135 600 240 105 15/ 180 1081-41R 41 3/4° 617 23.0 90.5 430 367 12/60
1031-27R 27 1/2° 425135 61.0 250 98 15/ 180 1031-46R 46 3/4" 700250 101 47.0 517 12/24

1031-30R 30 1/2' 49.0 14.0 68.5 30.0 136 12/ 144 1031-48R 48  3/4" 755285 104 470 482 12/24
1031-32R 32 1/2" 50.0 14.0 70.0 30.0 136 12/ 144 1031-50R 50  3/4" 755285 104 48.0 587 12/24

KTNO.  PC. Contents 5 </$®
TE10MR 10 ;2; 10,11,12,13,14,15,16,17,18, 19 0.59 1/30
1ET1TMR 11 1031 10,11,12,13,14,15,16,17, 18,19, 22 0.68 1/30
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