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TOLERANCE GENERAL PCB +0,1 mm

BASE

Vedere nel sito tutti gli accessori compatibili con il kit.

See in the web site all the accessories compatible with the kit.

General Tolerance UNI EN 22768/1 Media (m)
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RIF. |Q.TY DESCRIPTION DRAWING
1 1 |BASE MODULBOX XT\XTS - 9M 1.001.01967
2 1 |BODY MODULBOX XTS 9MC33-C 2.250.00019

CLOSED COMPACT
3 1 |MODULAR HOOK LONG 1.001.01900
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CONTENITORE MODULBOX XTS 9MC33-C CHIUSO COMPACT
ENCLOSURE MODULBOX XTS 9MC33-C CLOSED COMPACT
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