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04.06.92 REMOVED FLAT EDGE FROM FLANGE. A

11.28.94 UPDATED CURRENT SPECS. B

04.11.01 E.C.N. #10BRDR. & REDRAWN. c

03.10.11 E.C.N. #/10BRDR. & REDRAWN/F11703. D

63.20 [40.126)

ELECTRO-OPTICAL CHARACTERISTICS TA =25C If=20mA

PARAMETER MIN TYP. MAX UNITS TEST COND
5290 [60.114] PEAK WAVELENGTH 635 nm
FORWARD VOLTAGE 20 25 vf
REVERSE VOLTAGE 50 Vr Ir=1008A
AXIAL INTENSITY 20 60 med If=10mA
i VIEWING ANGLE 34 2x theta
_ 7N\ EMITTED COLOR: RED
e EPOXY LENS FINISH: RED TRANSPARENT
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f PARAMETER MAX UNITS
g f PEAK FORWARD CURRENT* 160 mA
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= = STEADY CURRENT 30 mA
s % POWER DISSIPATION 75 W
- = DERATE FROM 25°C -16 miv/'C
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2 STORAGE TEMP. ~40 70 +85 C
SOLDERING TEMP. +260 C
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*UNLESS OTHERWISE SPECIFIED TOLERANCES PER DECIMAL PRECISION ARE: X=+1 (£0.039), XX=£05 (£0.020), XXX=10.25 (£0.010), XXXX=£0.127 (£0.005). LEAD SIZE=+0.05 (+0.002), LEAD LENGTH=£0.75 (£0.030). MiN= TRECWAL PRECSION iy = 4808, \ ecncon  CNCONTROL L LD DOCLMENT
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