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RIF. |Q.TY DESCRIPTION CODE
1 1 |SPRING FOR HOOK RAILBOX P10000000M
2 1 |RED HOOK RAILBOX R-00249
3 1 |BASE RAILBOX 12.5 MM 3L R-03429
101 4 | 1 |FRONT HINGED 17mm R-00166
5 1 |COVER RAILBOX 10 MM 3L R-03497
Da05a3 Oltre 3finoa 6 Oltre 6 fino a 30 Oltre 30 fino a 120 Oltre 120
+0,1 +0,1 +0,2 +0,3 +0,5
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Denomination:
) ¢ Railbox Plug&Fix 22.5 mm
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