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’ Light It Up

sFeatures sOutline Dimension
. High Luminous LEDs

. 5Smm Round Standard Directivity Milky Lens

+ UV Resistant Epoxy j
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. Water Clear Body with Milky Top ) /

. Candle Flashing Type
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. Electronic Signs And Signals ﬁ | } - t
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«  Small Area Illuminations § E } } } 1:Anode 2:Cathode
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sAbsolute Maximum Rating (Ta=25C) sDirectivity
Item Symbol Value Unit
Power Supply Voltage 5 \%
Operating Temperature Topr -30 ~ +85 T
Storage Temperature Tstg -40~ +100 T
Lead Soldering Temperature Tsol 260°C /5sec -
mElectrical -Optical Characteristics (Ta=25C)
Ve (V) Iv(med)* AD(nm)* 201/2(deg)
Part Number Color Min. | Typ. | Max. | Min. | Typ. | Max. Min. ‘ Typ. | Max. Typ
Ir =20mA Ir =20mA
OS5WDKS51ASA | Cool White| W 3.0 | 35| 5.0 | 4200 | 5800 | - 8500-18000K(X:0.27,Y:0.28)
OSB5SKS51AS5A Blue B|m|3.0]35]| 50| 1560 | 2180 - 465 470 475
OSG5DKS51A5A |PureGreen| G | m | 3.0 | 3.5 | 5.0 | 2180 | 3000 - 520 525 530 100
OSYSMKS1ASA | Yellow | Y 3.0 | 3.5 | 5.0 | 2180 | 3000 - 585 590 595
OSR5MKS51ASA Red R | m|3.0]35| 50 | 2180 | 3000 - 620 625 630

*1 Tolerance of measurements of chromaticity coordinates is +10%
*2 Tolerance of measurements of dominant wavelength is +1nm

*3 Tolerance of measurements of luminous intensity is +15%

*4 Tolerance of measurements of forward voltage is +0.1V
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' ATTENTION
OBSERVE PRECAUTICNS
\ ELECTROSTATIC
SENSITIVE DEVICES

The mew EU chemicals legislation
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