BUSSARD

Proven Productivity

Hexalobular (6 Lobe) socket head cap screws fully threaded
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Headform Cylindrical
Drive Hexalobular socket
Thread fully threaded
Material Steel
Strength class 8.8
Surface zinc plated blue
Standard ISO 14579
9014359 M2 3 3.8 2 X6 0.71 1.75
9014375 M2 4 3.8 2 X6 0.71 1.75
9014376 M2 5 3.8 2 X6 0.71 1.75
9014377 M2 6 3.8 2 X6 0.71 1.75
9014378 M2 8 3.8 2 X6 0.71 1.75
9014379 M2 10 3.8 2 X6 0.71 1.75
9014380 M2 12 3.8 2 X6 0.71 1.75
9014381 M2 16 3.8 2 X6 0.71 1.75
9014382 M2 20 3.8 2 X6 0.71 1.75
9014383 M2,5 4 45 25 X8 0.91 2.4
9014384 M2,5 5 45 25 X8 0.91 2.4
9014385 M2,5 6 45 25 X8 0.91 2.4
9014386 M2,5 8 45 25 X8 0.91 2.4
9014387 M2,5 10 45 25 X8 0.91 2.4
9014388 M2,5 12 45 25 X8 0.91 2.4

9014389 M2,5 16 4.5 2.5 X8 0.91 24



Article no d1 L d2 max k max Hexalobular socket t min A~
9014390 M2,5 20 4.5 2.5 X8 0.91 2.4
9014391 M2,5 25 4.5 25 X8 0.91 24
9014392 M3 5 5.5 3 X10 1.01 2.8
9014393 M3 6 5.5 3 X10 1.01 2.8
9014394 M3 8 5.5 3 X10 1.01 2.8
9014395 M3 10 5.5 3 X10 1.01 2.8
9014396 M3 12 5.5 3 X10 1.01 2.8
9014397 M3 16 5.5 3 X10 1.01 2.8
9014398 M3 20 5.5 3 X10 1.01 2.8
9014399 M3 25 5.5 3 X10 1.01 2.8
9014400 M3 30 5.5 3 X10 1.01 2.8
9014401 M4 6 7 4 X20 1.42 3.95
9014402 M4 8 7 4 X20 1.42 3.95
9014403 M4 10 7 4 X20 1.42 3.95
9014404 M4 12 7 4 X20 1.42 3.95
9014405 M4 16 7 4 X20 1.42 3.95
9014406 M4 20 7 4 X20 1.42 3.95
9014407 M4 25 7 4 X20 1.42 3.95
9014408 M4 30 7 4 X20 1.42 3.95
9014409 M4 35 7 4 X20 1.42 3.95
9014410 M4 40 7 4 X20 1.42 3.95
9014411 M5 8 8.5 5 X25 1.65 4.5
9014412 M5 10 8.5 5 X25 1.65 4.5
9014413 M5 12 8.5 5 X25 1.65 4.5
9014414 M5 16 8.5 5 X25 1.65 4.5
9014415 M5 20 8.5 5 X25 1.65 4.5
9014416 M5 25 8.5 5 X25 1.65 4.5
9014417 M5 30 8.5 5 X25 1.65 4.5
9014418 M5 35 8.5 5 X25 1.65 4.5
9014419 M5 40 8.5 5 X25 1.65 4.5
9014420 M5 45 8.5 5 X25 1.65 4.5
9014421 M5 50 8.5 5 X25 1.65 4.5
9014422 M6 10 10 6 X30 2.02 5.6
9014423 M6 12 10 6 X30 2.02 5.6
9014424 M6 16 10 6 X30 2.02 5.6
9014425 M6 20 10 6 X30 2.02 5.6
9014426 M6 25 10 6 X30 2.02 5.6
9014427 M6 30 10 6 X30 2.02 5.6
9014428 M6 35 10 6 X30 2.02 5.6
9014429 M6 40 10 6 X30 2.02 5.6
9014430 M6 45 10 6 X30 2.02 5.6
9014431 M6 50 10 6 X30 2.02 5.6
9014432 M6 55 10 6 X30 2.02 5.6
9014433 M6 60 10 6 X30 2.02 5.6
9014434 M8 12 13 8 X45 2.92 7.95
9014435 M8 16 13 8 X45 2.92 7.95
9014436 M8 20 13 8 X45 2.92 7.95
9014437 M8 25 13 8 X45 2.92 7.95
9014438 M8 30 13 8 X45 2.92 7.95
9014439 M8 35 13 8 X45 2.92 7.95




Article no d1 L d2 max k max Hexalobular socket t min A~

9014440 M8 40 13 8 X45 2.92 7.95
9014441 M8 45 13 8 X45 2.92 7.95
9014442 M8 50 13 8 X45 2.92 7.95
9014443 M8 55 13 8 X45 2.92 7.95
9014444 M8 60 13 8 X45 2.92 7.95
9014445 M8 65 13 8 X45 2.92 7.95
9014446 M8 70 13 8 X45 2.92 7.95
9014447 M8 80 13 8 X45 2.92 7.95




