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MI2A-XXBMMM-SL8000
Color:Black

Note:

@O Importaont Dimension.

Waterproof Rate: [P68, [P6IK.

Connector: Thermoplastic, Black

Male Pin: Copper Alloy, Gold Plated.

Screw Nut: Metal

¥ Quter Mold: Thermoplastic, Black

Cable: UL20549, TPU Jacket, Black

(High bending cable)

Rated Voltage: 3 & 4Pin 250V dc. or ac.
S5Pin 60V dc. or ac.
6~12Pin 30V dc. or oac.

Rated Current: 3~5Pin 4A
6~8Pin 2A
LO-12Pin |.5A

+ Operating Temperature: -20~80°C

Cable Length Tolerance: OIM:=£40mm
' 06M~1OM:=£100mm
[ IM~30M:4200mm
SIM~99M:£500mm
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