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Cat. 7 S/FTP Paich Cable

Technical Features

Flexible Cat.7 patch cable, up to 600 MHz
Suitable for Cat.6 and Cat.6A potch cord assembly
S/FTP Overall braid screen with foil screened pairs
AWG27/7, stranded CU wire

& mm outer cable diameter, +/- 0.2 mm

Flexible LSOH jacket, white
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LogiLink.

Length Part no. EAN Code
(Per Roll)
50 m CPV0040 4052792044393
100 m CPV0D41 4052792044409
305m CPV0042 4052792044416

Package Contents

Cot. 7 S/FTP Patch Cable x 1

Packaging Information (CPV0040)

Packing Dimension 225 x 225 x 100mm

Packing Weight 1.63kg

Carton Dimension 470 x 240 x 320mm
Carton Q'ty bpcs

Carton Weight 10.7kg

Packaging Information (CPV0041)

Packing Dimension 260 x 260 x 260mm
Packing Weight 3.25kg

Carton Dimension 340 x 280 x 320mm
Carton Q'ty bpcs

Carton Weight 20.4kg

Packaging Information (CPV0042)

Packing Dimension 320 x 320 x 230mm
Packing Weight 11.4kg

Carton Dimension 330 x 330 x 240mm
Carton Q'ty 1pcs

Carton Weight 12.4kg
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