
Pancon  GmbH,  S iemenss t rasse  7 ,  61267  Neu-Anspach
Tel: +496081-964-0, Fax: +496081-964-201,  www.pancon.de / GERMANY

LAT-CON SOCKET, Series 050, 2,54mm, IDC 

NOTES:
Current Rating:  3,0 AMP
Contact Resistance:  20mΩ max.
Withstand Voltage: 1000V AC/DC
Insulation Resistance:  1000MΩ min.
Operation Temperature:  -40°C to +105°C

Contact Material:  Copper Alloy
Contact Plating: Au or Sn over Ni
Insulator Material:  PBT GF (UL94 V-0)

Positions Slot M Slot N

6

8 - 12 x

14 - 64 x x

1 26.11.2019 issued LAD

REV DATE NOTE NAME

2 15.03.2021 PN updated JAL

Standard

with Locking Option

3 16.04.2021 Parts added JAL

Connector: 050 - 0XX - 435 A _E

Strain Relief: 050 - 000 X 0XX _E

Locking Option

 - -> Standard, L -> with Locking Option

Positions

(06, 08, 10, 12, 14, 16, 18, 20, 22, 24, 26, 30, 34, 36, 40, 44, 50, 60, 64)

Series 050

Positions

(06, 08, 10, 12, 14, 16, 18, 20, 22, 24, 26, 30, 34, 36, 40, 44, 50, 60, 64)

Series 050


