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o

MATERIAL: NYLON 66, UL94V-0. GLOW WIRE
COMPATIBLE

COLOR: NATURAL.
THIS HSG IS USED WITH FCI RECEPTACLE
TERMINAL 10127817.
THIS RECEPTACLE MATES WITH FCI PLUG
10127816, 10127819 & 10127820.
PRODUCT SPECIFICATION: GS—12-1181.
PACKAGE SPECIFICATION: GS—14-2362.
PART NUMBER SCHEME:

10127815— XX LF

POS. CODE:
02: 2 POS.
04: 4 POS.

S
24: 24 POS.

. DIMENSIONAL & PART NO. TABLE:

PART NUMBER |POS| A B C

1012/815-02LF | 2 5.4

10127815-04LF | 4 4.2 9.6

10127815-06LF | 6 8.4 13.8

10127815-08LF | 8 |1p6 | 180 | 3.30

10127815-10LF | 10 |18 | 222

10127815-12LF |12 | 210 | 264

10127815-14LF | 14 | 252 | 306

10127815-16LF | 16 | 294 | 34.8

10127815-18LF | 18 | 336 | 390

10127815-20LF | 20 | 37.8 | 432

3.60
10127815-22LF | 22 | 4200 | 47.4

10127815-24LF | 24 | 46.2 SRS
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RECEPTACLE HSG, DUAL ROW
MINITEK PWR4.2 WIRE CONNECTOR
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