
BM SPA - Viale Milano 54/56 - 20089 Rozzano (MI) Italy

Code Color Thickness
(mm)

Height
(mm)

Length
(m) 

EAB1909NE Black 0,76 19 9 1/60

Specifications

130EMERGENCY OVERLOAD TEMPERATURE:

chemicals, corrosion, humidity

EPRMATERIAL:

EXCELLENT RESISTANCE TO:

ACCORDING TO STD.: ASTM-D-4388

OPERATING TEMPERATURE: -40°C - +90°C

TENSILE STRENGTH: 2.4 N/mm² (350psi)

ELONGATION: 750

DIELECTRIC STRENGTH: 29.5

DIELECTRIC STRENGTH: 29.5 kV/mm (750 V/mil)

RESISTANT TO: ozone, UV rays

ACCORDING TO STD.: ASTM-D-4325

EAB1909NEItem code:

Product family: Electrical tapes - Self-amalgamating electrical tape

Description: ELECTRICAL TAPE · EPR SELF-AMALGAMATING

Image

No.

Issue
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