gembird’ S

TWS-SEA-GW
Bluetooth TWS in-ears "Seattle", Misty grey

ENJOY WIRELESS MOBILITY

- Listen to your music and make handsfree phone calls
- Works with any Bluetooth enabled laptop tablet or
smartphone

- Bluetooth TWS in-ears Interface: Bluetooth v.5, pin code "0000"
- Up to 3 hours of listening time on a single charge Bluetooth frequency range: 2402 ... 2480 MHz
- Battery in the storage case adds up to 9 hours of listening time RF output power: 4 dBm

Supported profiles: HSP, HFP, A2DP and AVRCP
- Automatically mutes your music in case of incoming calls Recharging time: up to 1.5 hour, Micro-USB port
- LED status indicator Operation distance: up to 10 m in the open air

Speaker frequency response: 20 Hz 20000 Hz
Battery: case 200 mAh; earbuds internal 30 mAh x 2 pcs, Li-Polymer

Packaging System requirements

Q'ty in crtn, pcs 60 Bluetooth enabled smartphone, tablet or PC
Crtn volume, CUM 0.024882

Crtn weight, kgs 3.8

Individual package size LxWxH: 130x80x30 mm

Carton size LXWxH: 260x330x290 mm

Country of origin CN

Barcode 8716309122184

Customs code 8518300090

Certificates

Package contents

Earbuds with the charging case

USB charging cable, 0.2 m ;
User manual ﬁ 919}% c € CJ
SGS- RoHS
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