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gBat BATTERY STORAGE
oy NH 440/550V DC

Electric fuse links

Range

i In REFERENCE PACKING
® Uni /BOX

20 370025 3/90
RATED VOLTAGE 25 370030 3/90
440V DC 32 370035 3/90
e o 40 370045 3/90
HZA[T]E; GU;EE[’]”A :{F o P § 50 370050 3/90
o, @ | 63 370055 3/90
BREAKING CAPACITY ;;/ 80 370060 3/90
& 100 370065 3/90

30kA o

A Uni /BOX

In REFERENCE PACKING

RATED VOLTAGE : 125 370070 3/60
440V DC = | 160 370075 3/60
160 A i

RATED CURRENT wowe g |

125A 1 160A @ﬂ;& g

BREAKING CAPACITY &/

30kA - ,

@ In REFERENCE PACKING
A Uni /BOX

RATED VOLTAGE 200 370260 1/80
250 370270 1/30

550V IC 280 370273 1/30

RATED CURRENT

200A..280A

BREAKING CAPACITY

30kA

NH gBat 440V/550V DC fuse links for battery storage protection q
Ed 01 dfelectric.es
2021.10.28


https://www.dfelectric.es

gBat BATTERY STORAGE
oy NH 440/550V DC

Electric fuse links

Range

In REFERENCE PACKING
) Uni /BOX

315 370370 1/20
RATED VOLTAGE 355 370375 1/20
550V 0C 400 370380 1/20
VDG 35, 450 370387 1/20
RATED CURRENT =
316A..450A
BREAKING CAPACITY
30KA
In REFERENCE PACKING
(A) Uni /BOX
500 370465 1/15
RATED VOLTAGE
630 /
550V 0C 370470 1/15
RATED CURRENT m?.tm
500A | 630A ® X (¢
BREAKING CAPACITY 3 m,ﬁ?&-g‘;"w >
30kA N
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g Bat BATTERY STORAGE
> ﬁectric NH 440/550V DC

fuse links

Technical data Ambient temperature
derating factor

NHOO00 | NHOO > 440V DC

Rated voltage NH1 | NH2 | NH3 > 550V DC
/R < 10ms
A,
Rated current 20A...630A
Rated breaking capacity 30KA 1,000
Utilization category gBat
0,950
Storage temperature -40°C ... 90°C
Operating temperature * -40°C ... 80°C 0.900 ™ ~ o
! Q
* For ambient temperatures higher than 25°C it is necessary to apply a derating in maximum current. %
0,850 §
k4
S
0,800 z
- h
Materials
0,700
Body Steatite C221 25 30 35 40 45 50 55 60 65 70 75 80°C
Contact blades Copper or brass (silver plated)
Plates Aluminium
Screws Zinc plated steel

Standards

IEC/EN 60269-1
IEC 60269-7 (draft)
RoHS Compliant

RoHS

COMPLIANT
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fuse links

g Bat BATTERY STORAGE
> ﬁectric NH 440/550V DC

Power dissipation

SIZE RATED CURRENT POWERLOSS 0,8 - In POWER LOSS In PREARCING 1% OPERATING [?tatUn
A W) W) (A%s) (A%s)
20 2,9 5,1 40 60
25 3,2 5,6 65 90
32 3,9 6,6 125 175
NH000 40 4,2 7,2 250 355
50 5,1 8,5 425 600
63 5,3 9,1 1000 1400
80 6,3 1 1850 2575
100 7,6 13,3 3300 4600
NH0O 125 8,3 14,7 6850 8800
160 10,5 18,2 12900 16500
200 370260 16,1 28,6 18000
NH1 250 370270 19,5 33,2 34500
280 370273 20,1 35,7 51300
200 370370 20,8 35,8 86750
250 370375 23,4 40,1 115500
N2 280 370380 24,4 42,6 172500
280 370387 33,9 47,2 241000
NH3 500 370465 27,6 47,1 330000
630 370470 34,3 60,4 605000

Correction factor
for power loss

Cp

1,000
0,900 £
0,800
’ /
0,700 /
/
0,600 P
/]
0,500 .
0,400
0,300 <]
0,200
0,100
0,000

\
NH gBat

40 50 60 70 80 90 100 %In
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Tel. +34 93 377 85 85
Fax +34 93 377 82 82
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ortan

The products described in this document have been designed, developed and tested in
accordance with specific standard. They are considered components that are integrated as
part of installation, machine or equipment. The correct general operation of the referred
product is responsibility of the manufacturer of the installation, machine or equipment.

RoHS

COMPLIANT

The data reflected in this technical record are subject to the correct installation of the
product in accordance with manufacturer's instructions, relevant installation standards and
professional practices, maintained and used in applications for which they were made. ‘

DF ELECTRIC cannot guarantee the characteristics of an installation, machine or equipment
that has been designed by a third party. Once a product has been selected, the user must
verify that it is appropriate for its application, through the verifications and/or tests that it
deems appropriate.

DF ELECTRIC retains the right to change the dimensions, specifications, materials or design
of its products at any time with or without notice.

©2021 DF Electric. All rights reserved
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