
Hex socket head cap screws partially / fully threaded, with UNF thread

BN 14

Standard ~DIN 912, ~UNI 5931, ~ČSN 021143

Headform Cylindrical

Drive Hexagon socket

Thread partially / fully threaded

Material Steel

Strength class ~12.9

Surface black

1) Thread length b for partially threaded scews at manufacturer's option.

Article no. d1 L d2 k s t fully threaded

1015273 #10 - 32 1/4" 7,9 4,8 5/32" 2,3 •

1015303 #10 - 32 3/8" 7,9 4,8 5/32" 2,3 •

1015311 #10 - 32 1/2" 7,9 4,8 5/32" 2,3 •

1015338 #10 - 32 5/8" 7,9 4,8 5/32" 2,3 •

1015346 #10 - 32 3/4" 7,9 4,8 5/32" 2,3 •

1015362 #10 - 32 1" 7,9 4,8 5/32" 2,3 •

1015419 1/4" - 28 3/8" 9,5 6,4 3/16" 3 •

1015427 1/4" - 28 1/2" 9,5 6,4 3/16" 3 •

1015435 1/4" - 28 5/8" 9,5 6,4 3/16" 3 •

1015443 1/4" - 28 3/4" 9,5 6,4 3/16" 3 •

1015451 1/4" - 28 7/8" 9,5 6,4 3/16" 3 •

1015478 1/4" - 28 1" 9,5 6,4 3/16" 3 •

1015486 1/4" - 28 1 1/4" 9,5 6,4 3/16" 3 •

1015494 1/4" - 28 1 1/2" 9,5 6,4 3/16" 3



Article no. d1 L d2 k s t fully threaded

1015508 1/4" - 28 1 3/4" 9,5 6,4 3/16" 3

1015516 1/4" - 28 2" 9,5 6,4 3/16" 3

1015532 1/4" - 28 2 1/2" 9,5 6,4 3/16" 3

1015559 5/16" - 24 1/2" 11,9 7,9 1/4" 3,8 •

1015567 5/16" - 24 5/8" 11,9 7,9 1/4" 3,8 •

1015575 5/16" - 24 3/4" 11,9 7,9 1/4" 3,8 •

1015583 5/16" - 24 7/8" 11,9 7,9 1/4" 3,8 •

1015591 5/16" - 24 1" 11,9 7,9 1/4" 3,8 •

1015605 5/16" - 24 1 1/4" 11,9 7,9 1/4" 3,8 •

1015613 5/16" - 24 1 1/2" 11,9 7,9 1/4" 3,8 •

1015621 5/16" - 24 1 3/4" 11,9 7,9 1/4" 3,8

1015648 5/16" - 24 2" 11,9 7,9 1/4" 3,8

1015745 3/8" - 24 5/8" 14,2 9,5 5/16" 4,6 •

1015753 3/8" - 24 3/4" 14,2 9,5 5/16" 4,6 •

1015761 3/8" - 24 7/8" 14,2 9,5 5/16" 4,6 •

1015788 3/8" - 24 1" 14,2 9,5 5/16" 4,6 •

1015796 3/8" - 24 1 1/4" 14,2 9,5 5/16" 4,6 •

1015818 3/8" - 24 1 1/2" 14,2 9,5 5/16" 4,6 •

1015826 3/8" - 24 1 3/4" 14,2 9,5 5/16" 4,6

1015834 3/8" - 24 2" 14,2 9,5 5/16" 4,6

1015850 3/8" - 24 2 1/2" 14,2 9,5 5/16" 4,6

1015877 3/8" - 24 3" 14,2 9,5 5/16" 4,6

1015931 7/16" - 20 1" 16,5 11,1 3/8" 5,4 •

1015958 7/16" - 20 1 1/4" 16,5 11,1 3/8" 5,4 •

1015966 7/16" - 20 1 1/2" 16,5 11,1 3/8" 5,4 •

1015982 7/16" - 20 2" 16,5 11,1 3/8" 5,4

1016067 1/2" - 20 1" 19 12,7 3/8" 6,2 •

1016075 1/2" - 20 1 1/4" 19 12,7 3/8" 6,2 •

1016083 1/2" - 20 1 1/2" 19 12,7 3/8" 6,2 •

1016091 1/2" - 20 1 3/4" 19 12,7 3/8" 6,2 •

1016105 1/2" - 20 2" 19 12,7 3/8" 6,2 •

1016121 1/2" - 20 2 1/2" 19 12,7 3/8" 6,2

1016156 1/2" - 20 3" 19 12,7 3/8" 6,2

1016172 1/2" - 20 3 1/2" 19 12,7 3/8" 6,2

1016180 1/2" - 20 4" 19 12,7 3/8" 6,2

1016210 5/8" - 18 1 1/2" 23,8 15,9 1/2" 7,8 •

1016229 5/8" - 18 1 3/4" 23,8 15,9 1/2" 7,8 •

1016237 5/8" - 18 2" 23,8 15,9 1/2" 7,8 •

1016245 5/8" - 18 2 1/4" 23,8 15,9 1/2" 7,8 •

1016253 5/8" - 18 2 1/2" 23,8 15,9 1/2" 7,8

1016288 5/8" - 18 3" 23,8 15,9 1/2" 7,8

1016326 5/8" - 18 4" 23,8 15,9 1/2" 7,8

1016393 3/4" - 16 2" 28,5 19 5/8" 9,4 •

1016431 3/4" - 16 3" 28,5 19 5/8" 9,4


