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SPECIFICATION:
MATERIAL:
MOULDING = PA9T UL94V-0, BLACK
CONTACTS = PHOSPHOR BRONZE
FINISH (OVER NICKEL):

42 = GOLD ON CONTACT AREA, 100% TIN ON TAILS

46 = 100% TIN
ELECTRICAL:
CURRENT RATING = 3A
VOLTAGE PROOF = 1000V AC
CONTACT RESISTANCE = 20m() MAX
INSULATION RESISTANCE = 1,000M() MIN
ENVIRONMENTAL :
TEMPERATURE RANGE = -40°C TO +105°C
MECHAN I CAL :
INSERTION FORCE = 1.96N MAX
WITHDRAWAL FORCE = 0.29N MIN
DURABILITY = 300 OPERATIONS
PACKING:
TUBE
FOR COMPLETE SPECIFICATION SEE COMPONENT
SPECIFICATION COOIXX (LATEST ISSUE)
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