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20,80 pre-crimping position

18,35 after cimping position

13,03#0,13-front mount
11,40,13-rear mount

RECOMMENDED

PANEL CUTOUT DIMENSIONS

10° Typ. optional
(rear mount only)

6.52¢0,13-front mount
5,710,13-rear mount

R3,5 max for front mounting

44,270,13-front mount
42,52¢0,13 rear mount

N

47,04

\ 53.0020.0

1.27 mm pitch flat cable stranded, wire sizes : ANG 26 to 28
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