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13,03#0,13-front mount
11,4¢0,13-rear mount

RECOMMENDED PANEL CUTOUT DIMENSIONS

6,52¢0,13-front mount
5,71¢0,13-rear mount
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63,510,13
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60,73t0,13-front mount
59,08¢0,13-rear mount
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20,80 pre-crimping position

18,35 after cimping position

10° Typ. optional
(rear mount only)
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R3,5 for front mounting 63,5¢0,13
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1.27 mm pitch flat cable stranded, wire sizes : AWG 26 to 28

09 66 428 7700 37 3 Dat. Name _ Mastab/
09 66 428 6700 37 2 Detail. |03-JUL-01]  SH D-Sub male connector | s
09 66 428 5700 37 0.76 um Au Insp. MiDin. inm |INSUlation displacement termination 1:1
C through holes fixing
29771 |16-APR-02| CV | Stend. Orig. Size DINA &
29756 [19-MAR-02 CvV Blatt/ Page
part number No of | performance 29692 [03-JuL-01| SH HART ING ELEKTRONlK m TB 0966 428 X700 1/
contact| ~ level Mot. Dat. w | F79°972 Paris -
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