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Sub-Miniature Togglke Switches

SPDT TYPE 1102T1B1M1GE

R
N

DPDT TYPE 2102 T1B1M1QE

HOW TO ORDER SEE PAGE 1

SPECIFICATIONS:

Contact rating: see page 1 or 14

Electrical life: 30.000 make-and-break cycles at full load

Contact resistance: 20mQ max. initial @ 2-4VDC 100mA for both
coin silver and gold plated contacts

Insulation resistance: 1.000MQ min.

Dielectric strength: 1.500V RMS @ sealevel

Operating temperature: -30 °C to 85 °C

MATERIALS:

Toggle handle: brass, chrome plated
Bushing: brass, nickel plated

Housing: stainless steel

Case: didlyl phthalate (DAP) (UL 94V-0)
Terminal seal: epoxy

Switch support: brass, tin plated

Contact materials: see page 1 or 14
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http://www.icswitches.com/hom-02.html
http://www.icswitches.com/Catalogus/cat-.html
http://www.icswitches.com/Catalogus/cat-11.html
http://www.icswitches.com/Catalogus/cat-13.html
http://www.icswitches.com/Catalogus/tek/tek-pag12.html
http://www.icswitches.com/Catalogus/tek/tek-pag1202.html
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http://www.icswitches.com/Catalogus/tek/tek-pag1203.html

