0603 KSS Nylon Cable Gland (With Strain Relief)

™

e Strain relief design protect cable from breakage/right angle bending.
e Material: UL approved Nylon 66, 94V-2.
e Color: Black, available in other colors.
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Lock Nut Washer Body & Claw Seals
%EG-SR series without washer. Unit: mm
Moubting
Item No. Thread Hg}e D2 B1 L1 L2 L3 For Cable Packing
| ]DAG-12sR |m12xP1.25] 120 | 83 | 6.9 | 79 | 196 | 533 | 3~6.5 |
[ [CAG-16sR |M16xP1.5 || 16.0 | 10.9 | 105 || 155 || 23.4 || 74.4 | 5~10 |50 pcs/Bag
[ [CAG-20sR |M20xP1.5 || 20.0 | 15.0 || 14.0 | 15.0 | 28.5 || 96.2 || 10~14 |
[ [T AG-25sR |M25xP1.5 || 25.0 [ 18.6 || 18.4 || 15.2 ][ 29.4 | 111.2 || 13~18 ][25 pcs/Bag
| x [rEc7sr [Ppe7 | 125 | 83 | 69 | 7.9 | 200 | 533 | 3~65 |
| x |“ec-osr |[PGo | 152 [ 105 80 | 7.9 | 220 | 625 | 4~8 |
< CEG-11sR [PG11 | 183 | 132 105] 7.9 | 237 | 749 | 5~10 |50 pes/Bag
< EG-1355R|PG13.5 | 204 | 155 | 120 | 89 | 246 | 855 | 6~12 |
M "Ec-16sR [Pe16 | 225 [ 172 140 | 98 | 262 | 962 || 10~14 |
<[ EG-21sR |PG21 | 283 | 224 184 108 | 30.0 | 111.2 | 13~18 |25pcs/Bag
| JCAGJ-14sR |PF1/4" || 140 | 82 |[ 65 | 8.0 | 196 | 533 | 3~6.5 |
|  JCAGJ17sR|PF3i8" | 17.0 | 10.8 ][ 103 | 147 || 235 | 749 | 5~10 |50 pcs/Bag
| |[CAGJ21sR|PF 12" || 21.0 | 149 | 140 | 129 ][ 283 || 96.2 | 13~14 |
|  JDAGJ27sR |PF314" | 27.0 | 185 18.0 | 14.7 || 29.1 | 111.2| 13~18 |25 pcs/Bag




