.032 (0.8) THICK
DOUBLE COATED

FOAM TAPE

NOTES:

1. MATERIAL: ALUMINUM (RMS—194); BRIGHT FINISH

2. COLOR: SILVER.

3. POLYURETHANE ADHESIVE TAPE (RMS—99)
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PART NO. A "g” c” BUNDLE
REF. DIA.

ASK—3 | .44 (17.3)] .66 (16.8Y] 3/8 (9.5) [ 15/64 (6.0)

ASK—6 | .62 (15.7) .74 (18.8Y19/16 (14.3Y] 3/8 (9.5)
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