BUSSARD

BN 117 - DIN 934 - ~ISO 4032
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Material Steel CQluality cl. 8
Surface zinc plated blue
Article No. - 1874810
d, M16
e min. 2675
3 24
m max. 13

DIN 934: Standard withdrawn
M10, M12, M14 M22: Wrench size according to 150 272.



