BLUSSARD

BN 13577

PT®-Pan head screws
Phillips H cross recessed
heat treated
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Trade mark PT&E Surface
Type WN 1412 Tensile strength
Matenal Steel Hardness
Article No. - 2000059
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zinc plated blue
1000 N/mm2
320-390 HV



