BUSSARD

BN 995 - DIN 7982 C - ~ISO 7050

Cross recessed flat countersunk
head tapping screws

Phillips H, with cone end type C
case-hardened
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Material Steel Hardness 450 HV
Surface zinc plated blue
Article No. - 1376942
d, ST35
L 19
d2 max. 6.8
k~ 2.1
Phillips 2
m~ 42

DIN 7982: Standard withdrawn

Screwdriver Bits 1/4": BN 31515 and BN 10639/ CG 1



